Tubular Ring Terminal

Features

e Terminal with tubular body for crimping, with ring-shaped end

* Made of copper

* Non-insulated

e Closed barrel ensures crimp terminal fits securely around the cable

e Applications include cabling and wiring in industrial control systems and
industrial machines, automotive applications, communication equipment,
power supplies and domestic appliances
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Product Range:

Article Nr. AWG D di d2 B E L L1 t Stud Size
RND 465-01064 |22-16 AWG | 40n+0.3 2.240.3 5.3+0.6 8in+1.0 50n+0.8 170n+1.2 | 4.540.8 1.0+0.5 | #10
RND 465-01065 |16-14 AWG | 4.5+0.3 2.940.3 4.3+0.6 801+1.0 70n+0.8 1901+1.2 | 4.540.8 1.020.5 | #8
RND 465-01066 |16-14 AWG | 4.5+0.3 2.940.3 5.340.6 801+1.0 70n+0.8 2100#1.5 | 50n+1.0 1.0¢0.5 | #10
RND 465-01067 |16-14 AWG | 4.5+0.3 2.9+0.3 6.4+0.6 8in+1.0 70n+0.8 210n#1.5 | 50121.0 1.0205 | 1/4
RND 465-01068 |14-12 AWG | 5.2+0.3 3.640.3 4.3+0.6 1001+£1.0 | 76n+0.8 210n+1.5 | 50n+1.0 1.020.5 | #8
RND 465-01069 |14-12 AWG | 5.2+0.3 3.640.3 5.340.6 100n1+1.0 | 70n+0.8 210n#1.5 | 50n+1.0 1.020.5 | #10
RND 465-01070 |14-12 AWG | 5.2+0.3 3.6+0.3 6.4+0.6 1001+1.0 | 70n+0.8 210n1#1.5 | 5011.0 1.0¢05 | 1/4
RND 465-01071 [12-10 AWG | 6n+0.3 4.240.3 4.3+0.6 100n1+1.0 | 9n+1.0 23.5+2.0 | 50n+1.2 1.2500p | #8
RND 465-01072 [12-10 AWG | 6n+0.3 4.240.3 5.340.6 100M1+1.0 | 90n+1.0 23.5+2.0 | 50n+1.2 1.2pMp | #10
RND 465-01073 [12-10 AWG | 6n+0.3 4.240.3 6.4+0.6 1001+1.0 | 9n+1.0 260n1+2.0 | 6.51.2 1LHpp | 1/4
RND 465-01074 | 8 AWG 70n+0.3 50n+0.3 6.440.6 12.4#1.0 | 90n+1.0 27.5#2.0 | 6.8+15 mopnip | 1/4
RND 465-01075 | 8 AWG 70n+0.3 50n+0.3 8.440.6 12.4#1.0 | 9n+1.0 27.5#2.0 | 70015 mopnip | 5/16
RND 465-01076 | 6 AWG 7.8+0.3 5.8+0.3 6.4+0.8 12.441.2 | 12.0#1.2 | 310n#2.5 | 70015 mTRp | 1/4
RND 465-01077 | 6 AWG 7.8+0.3 5.840.3 8.4+0.8 124412 | 12.0¢1.2 | 310n+25 | 70015 mTRMp | 5/16
RND 465-01078 | 6 AWG 7.840.3 5.840.3 10.5+0.8 | 16.0¢1.2 | 12.0£1.2 | 34i+2.5 | 8in£l.5 mopnop | 3/8
RND 465-01079 | 4 AWG 9.5+0.3 7.5+0.3 8.4+0.8 15.541.2 | 12.0#1.2 | 340n#2.5 | 8.5%15 micpnip | 5/16
RND 465-01080 | 4 AWG 9.5+0.3 7.5+0.3 10.5¢0.8 | 17.5%#1.2 | 12.0#1.2 | 370n#2.5 | 100015 minpntp | 3/8
RND 465-01081 | 2 AWG 11.440.2 | 8.6%0.2 8.4+0.6 16.540.9 | 15.0¢1.2 | 38m+2.5 | 90n+l1.5 HInpAp | 5/16
RND 465-01082 | 2 AWG 11.440.2 | 8.60.2 10.5¢0.6 | 17.54¢0.9 | 15.0#1.2 | 40.5%¢2.5 | 10015 Hiopmp | 3/8
RND 465-01083 | 1/0AWG | 12.6+0.3 | 9.6+0.3 8.4+0.6 18.0+0.9 | 15.0#1.2 | 43.54¢2.5 | 10015 Hiypnp | 5/16
RND 465-01084 | 1/0 AWG | 12.6#0.3 | 9.640.3 10.5+0.6 | 18.0#0.9 | 15.0¢1.2 | 43.5#2.5 | 10.5+1.5 Hiypop | 3/8

Unit: mm

RND is a trademark of Distrelec





