
 

 

Datasheet 

RS PRO PG13.5 Brass Cable Gland 

Part No: 2017236 

 

 

 

 

 

 

 

Technical Specifications: 

Cable Diameter 6 – 12 mm 

External Thread PG13.5 

Material Brass Nickel Plated 

Temperature Range -40° ... 100°C 

Variant PG 

Degree of Protection IP68 

Wrench Size 1 22 mm 

Thread Length 6.5 mm 

Tightening Torque 8 Nm 
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