VDE Series

VDE Insulated Screwdriver

Application: For slotted screws

Construction: Blade: Black, tapered point, insulated
Insulation: IEC 900, DIN VDE 0680 Part 2/A 2
Handle: Kraftform®, Weralit® II
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VDE Insulated TORX-driver
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Application: For TORX socket screws

Construction: Blade: Black, insulated
Insulation: IEC 900, DIN VDE 0680 Part 2/A 2
Handle: Kraiftform®, Weralit® 11
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184-7428 TX 10 60 75/22 | 135 238" 27 5

184-7434 TX 15 80 90/22 | 170 3 ” 39 5
184-7440 TX 20 80 Q0/22 | 170 4’ 42 5
184-7456 TX 25 100 | 100/38 | 200 4" 44 5
184-7462 TX 30 100 | 100/38 | 200 4%¢ 72 5




