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Surface Finishing:

First Used in Final Assembly:

Name Date

Created:

Approved:

Released:

PCoyne
10/01/2024

Any modifications are subject to the approval of the 

responsible design department.

ALL DIMS IN mm UNLESS OTHERWISE STATED:-

DIMENSIONAL x. `0.5mm, x.x `0.25mm, x.xx `0.15mm

ANGULAR x. `1°, x.x `0.5°, x.xx `0.25°

SURFACE FINISH N7 (Ra 1.6µ) to ISO 1302:2002

REMOVE ALL BURRS AND SHARP EDGES TO 0.25mm

IF IN DOUBT ASK

Mass (Kg):

Bill of Materials:

Project/Job Number:

Projection 3rd Angle:

TT24005

No

0.077 kg

Part Number: Sheet:

State:

Replaces:

Phase:

Design Ctrl:

Work in Progress

N/A

Production

UK-Tech Team

TD24005/01
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Description:

RS SOLENOID COILS

Material: Scale:

Document Number:

Size:
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10/01/2024

REV ECN NUMBER CHANGE DESCRIPTION MODIFIED BY DATE

15mm SOLENOID COIL FOR OLD V08, V09 & V14 VALVES

RS PART NO. NORGREN PART NO. VOLTAGE

POWER INRUSH/HOLDING

192-9362 V10025-A19

220/240V 50/60HZ 3.5/2.5VA

ELECTRICAL DETAILS FOR SOLENOID COIL

VOLTAGE TOLERANCE ±10%

RATING 100% E.D.

ELECTRICAL CONNECTION DIN 43650 TABLE C

PROTECTION CLASS IP65

22mm SOLENOID COIL SUPPLIED WITH PLUG FOR VARIOUS NORGREN VALVES

RS PART NO. NORGREN PART NO. VOLTAGE

POWER INRUSH/HOLDING

723-539

QM/48/127/28

24VDC 2W

723-545

QM/48/18J/28 110/120V 50/60HZ 4/2.5VA

723-551

QM/48/167/28 220/240V 50/60HZ 6/5VA

ELECTRICAL DETAILS FOR SOLENOID COIL

VOLTAGE TOLERANCE ±10%

RATING 100% E.D.

ELECTRICAL CONNECTION INDUSTRIAL STANDARD 22mm

PROTECTION CLASS

IP65 (WITH SEALED PLUG)

SOLENOID COIL MOUNTING FOUR POSITIONS 90°

29
29

2231.5

16.728

THESE COILS ARE FOR NORGREN 22MM ARMATURES WITH 1.0mm ORIFICE ONLY - NORMALLY 

DENOTED WITH YELLOW (NOT RED) MANUAL OVER-RIDE. 

(THE EXCEPTION BEING THE NORGREN ISO STAR SXE VALVES).

THESE COILS ARE FOR NORGREN PRE-2008 NUGGET 40 (V08, V09 & V10 SERIES VALVES) AND 

NUGGET 120 (V14 SERIES VALVES).


