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Chamfering ensures working safety

Most of Hozan cutters and pliers feature chamfering of sharp edge at the

joint area to minimize injuries and enhance work safety.
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'31 MINIATURE DIAGONAL CUTTER  lesosare

neasiiit | m Cutting capacity: Copper wire 1.6mm ¢ ‘
Copper stranded wire 1.25 mm? (D
Optica B Hardness HRC(blade): 57 m

EB
equpment M Weight: 40 g ESD-SAFE

Non carbon elastomer grip conforms to

Antistatic
products RCJS-5-1 (see page 141).
Ground resistance Rg < 1 x 102 Q
g:sgﬂcts Antistatic products
have an "ESD
102.5 "
| — SAFE" label.
Chemical 119,
products ‘
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; Offers excellent durability and
yg}:&aﬂce restorability, and enables
products 30° continuous use with comfort.
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N-34 WNATURE DIAGONAL CUTTER sbéve) L S COIL SPRING [

Sci .
e A thin blade type of N-31.
Part no.| Compatible items
Wire B Cutting capacity: Copper wire 1.0mm ¢ N-21-1 |N-21 / P-14-125
cutters Copper stranded wire 1.25 mm? N-31-1 |\-31/33/34/36
B Hardness HRC(blade): 57 P-34/35/38/39
Miniatre. ™ Weight: 40 g N-32-1 |[N-32/35
pliers
Standard 1025
pliers -

| |

J_()_‘ _
Lineman’s 10 46
pliers

20°
Slip joint 6
2 7.6

pliers

01 O ‘A Warning‘ @The handle cover is not insulated. Do not use where electrical currents exist. @Always wear safety glasses when working with these tools.
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N'32 MINIATURE DIAGONAL CUTTER  lesosire) L GRIPS

B Cutting capacity: Copper wire 2.0mm ¢

Wire
Copper stranded wire 2 mm? strippers
® Hardness HRC(blade): 57 ‘
B Weight: 65 g Crimpers
Tweezers
@ Screwdrivers &
La ROHS Eg‘g'ﬁ;‘gn % Wrenches
N'35 MINIATURE DIAGONAL CUTTER  (esosare) U
B Cutting capacity: Copper wire 1.6mm ¢ Metal working
Copper stranded wire 2 mm?
B Hardness HRC(blade): 57 | 128.5 | Parts
B Weight: 65 g boxes
11 47
Tool
): 20° - cases
8]%
2.2 «4(10) .
Tool kits
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N-36 wmiNiaTuRE END CUTTER lsslir | ok
B Cutting capacity: Copper wire 1.0mm ¢ s
Copper stranded wire 0.9 mm? et
Plastic 1.5 mm ¢ equpment
B Hardness HRC(blade): 56 ;
. | 117.5 Measuring
B Weight: 58 g 21.5 instruments
10.5
Optical
3 equipment
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products
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N-33 winiaTure END cuTTER sl S products
B Cutting capacity: Copper wire 1.0mm ¢
Copper stranded wire 0.9 mm?2 Chemical
® Hardness HRC(blade): 57 products
B Weight: 45 g Maintenance
& Salely
products
Precision

series

Miniature
cutters

ROHS
N'21 PLASTIC CUTTER U
m Cutting capacity: Plastic 5.0 mm ¢
Copper wire 1.0 mm ¢
Copper stranded wire 1.25 mm?
B Hardness HRC(blade): 56
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Plastic
cutters

= Weight: 90 g Slandard
Scissors
Wire
@ cutters
N-993 CUTT'NG TWEEZERS . M_iniature
B Cutting capacity: Copper wire 0.08 to 0.3 mm ¢ ple
B Hardness HRC(blade): 58
B Material: Stainless gtizr:gard
B Weight: 25 g
2.3
— .
fy Llpeman’s
. ‘“/’1*0 pliers
% L 110 Slip joint
8 pliers

Technical inquiries can be made by E-mail to the following address: th@hozan.co.jp
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