PRO

Datasheet

RS PRO 0.5mtr HDMI M-M 8K High Speed with Ethernet Cable —

Black with Black Connectors
Stock number: 195-4884

The RSPRO 0.5 metre male to male 8K HDMI cable which has a black PVC jack with mesh and an outer
diameter of 7.3mm. The connectors have a gold flash covering to prevent corrosion.

The connector hoods are also made of Aluminium and sandblasted black and has a strain relief to prevent
the jacket splitting around the boot.

HDMI is possibly the most common display connection on the market which can be found on devices
ranging from PC’s, Bluray players, games consoles and more.
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1. CABLE: 28AWG(1/0.32BC),UL20276,AL+B+D—FOIL,[ (#28*1P+D+FAM)*5PCS+ #28*4C],
BLACK COLOR,0D=7.3+0.2mm,PVC JACKET.

2. LENGTH: L.

3. CONNECTORS: HDMI(M)*2PCS(BLACK INSULATOR)(SHELL GOLD PLATED).

4. MOLD:MOLDING TYPE.

5. CONTACTS:

6. Test machine test condition.

A.100% OPEN,SHORT&INTERMITANCE TEST.

B.CONDUCTOR RESISTANCE: 2ohms MAX:

C.INSULATION RESISTANCE:10MQ Min/,10ms:
7. ALL MUST BE MEET ON ROHS COMPLIANT.

RoHS / REACH / CE

rspro.com



