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Fact sheet SFH 4736

Product SFH 4736

Brand OSLON Black

SFH 4736

Wavelength 350 / 600 – 1050 nm

Half angle ±40°

Chip type Single junction

Radiant flux @ If,max 160 mW 350-600 nm

29 mW 600-1050 nm

Rad. intensity @ If,max 85 mW/sr 350-600 nm

14 mW/sr 600-1050 nm

Forward voltage (typ.) 2.95 V

Max. DC current (If,max) 500 mA

Surge current 1.0 A

Thermal resistance max. 9 K/W

SFH 4736

Package footprint 3.85 mm x 3.85 mm

Package height 2.29 mm

Lens material Clear Silicone

Op. temperature -40 to 85°C

Electro-optical performance data

Mechanical and other data

Status PRES
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Relative Spectral Emission: SFH 4736

Source: SFH 4736 datasheet (2018-08-27)
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Angular characteristics: SFH 4736

Source: SFH 4736 datasheet (2018-08-27)
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Technical drawing: SFH 4736

Source: SFH 4736 datasheet (2018-08-27)
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De-rating curve: SFH 4736

Source: SFH 4736 datasheet (2018-08-27)


