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612-160-1/612-200-1
Snipe Nose Pliers

PRODUCT DETAILS

• Snipe nose pliers
• With induction hardened cutting edge for soft
and hard wire
• Handles: soft grip bimaterial handles for comfort
and control
• Finish: polished

• Material: High performance steel
• Max. cutting edge hardness: 58-65 HRC
• Standard: ISO 5745
• Max. cutting capacity: 1- copper wire, 2- medium
hard wire

PRODUCT ATTRIBUTES

Product

612-160-1 161 mm 61.5 mm 16.5 mm 49 mm 10 mm 1.6 mm 1.0 mm 140 g

612-200-1 201 mm 78 mm 18 mm 50 mm 10.5 mm 1.6 mm 1.0 mm 180 g

https://www.irimo.com/int_en/snipe-nose-pliers-pb_612-160-1-612-200-1_.html
https://www.irimo.com/int_en/snipe-nose-pliers-pb_612-160-1-612-200-1_.html
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https://www.irimo.com/int_en/snipe-nose-pliers-200-mm-straight-bimaterial-handles-612-200-1.html
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