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RS PRO Crocodile Clips 

RS Stock No.: 2214800  

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price.

 Test leads, clips  and
probes available

 Durable connection,
which guarantees
excellent results

 Single accessories
and kits

 Different safety
categories to suit the
application

 Insulated wires

 Intended applications
for multimeters

FEATURES 
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 A range of Test leads and probes, suitable exclusively for  Multimeters. Whether it's a 
test lead set or a probe set, dependent on the application, all  types will add a sense of 

reliability to the intended application. All models are highly reliable and excellent quality. 

 

 

 

Model Number CF-735140+TL-204+FC-A26+FC-178A+FC-108 

Product Name Leads 

Type  

Colour Black / Red  

Insulated YES 

Compatibility  

Connection Type  

 

 

 

Model Number CF-735140 

Current rating 10A 

Safety Category Level and Voltage CAT III 1000V 

Model Number TL-204 

Current rating 10A 

Safety Category Level and Voltage CAT II1000V, CAT III 600V 

Model Number FC-A26 

Current rating 10A 

Safety Category Level and Voltage CAT III 600V 

Model Number FC-178A 

Current rating 10A 

Safety Category Level and Voltage CAT III 1000V 

Model Number FC-108 

Current rating 10A 

Safety Category Level and Voltage CAT III 1000V 

 

 

Jaw Opening  

Contact Material Bronze(C3602) 

Insulation Material PVC 

Product Description 

ATTRIBUTE 1 

Mechanical Specifications 

General Specifications 

Electrical Specifications 
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Model CF-735140 

Dimensions 143*49*12.5MM 

Width 49MM 

Length 143MM 

Height 12.5MM 

Weight  

Model TL-204 

Dimensions 152*41*20MM 

Width 152MM 

Length 41MM 

Height 20MM 

Weight  

Model FC-A26 

Dimensions 94*45.5MM 

Width 45.5MM 

Length 94MM 

Height  

Weight  

Model FC-178A 

Dimensions 118*12MM 

Width 12MM 

Length 118MM 

Height  

Weight  

Model FC-108 

Dimensions 1.2M 

Width  

Length 1.2M 

Height  

Weight  

 

 

 

EAN   

Custom Tariff Number  

 

 

 

eCl@ss Version   

UNSPSC Version  

EMIT Version  

Additional Information 

Classification 
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Compliance/Certifications RoHS2 (2011/65/EU)+(EU)2015/863  

 

 

 

Parameters Stock# Stock# 

Model Number   

Product Name   

Type   

Colour   

Insulated   

Compatibility   

Connection Type   

Jaw Opening   

Contact Material   

Insulation Material   

Clamping Capacity   

Dimensions   

Compliance/Certifications   

 

 

 

 

 

 

 

 

 

 

PRODUCT DIMENSION DRAWING AND ADDITIONAL INFORMATION 

Approvals 

Similar Products Range 


