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Type Input Frequency Reference

D96A-SSL 100 VAC 50-60 Hz 192Q 2221
D96A-SSL 400 VAC 50-60 Hz 192Q 2224
D96A-SSLVR 100 VAC 50-60 Hz 192Q 2231
D96A-SSLVFR 100 VAC 50-60 Hz 192Q 2241

LED synchroscope
References

Other products
Indicators and transducers

 • For three-phase networks, direct 500 V connection.
 • Format DIN 72 - 96.
 • 6-position switch:
-  Without phase rotation indicator
-  With phase rotation indicator

 • Pointer deflection: 90°

Rating Sequence meter Reference

0 … 500 VAC Without 179G 3200
0 … 500 VAC With 179G 3201

Rating Sequence meter Reference

0 … 500 VAC Without 179G 4200

Switchable analogue voltmeters panel mounted
References

DIN 72 x 72

DIN 96 x 96
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