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M Shrink Property
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Shrink Temperature ('C)
MSizes
Mominal size Supplied ID (mm) Recovered 1D {mm) Unit Iength (min.) (m)
(inch) Inside diameter (min.) | Wall thickness (nom.) | Inside diameter (max.) Wall thickness K K2
364 1.20 0.10 0.60 0.25 = 0.05 1.22 305
116 1.60 0.10 0.80 0.25 = 0.05 1.22 305
332 2.40 0.12 1.20 0.27 = 0.04 1.22 152.5
1/8 3.20 0.12 1.60 0.27 = 0.04 1.22 152.5
316 4.80 0.12 2.40 0.27 = 0.04 1.22 61
1/4 6.4 0.14 32 - 0.33 = 0.05 1.22 61
38 95 0.14 4.80 0.33 = 0.05 1.22 61
12 12.7 0.14 6.4 0.33 = 0.05 1.22 61
34 19.1 0.18 9.5 0.43 = 0.07 1.22 61
1 25.4 0.20 12T 0.48 = 0.07 1.22 61
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Part NMumber Color Dimensions
As Supplied (mm) After Recovery Wall Thickness
[mm} Shirunk

D (1.0.min. ) d (I.0.max.) w [mm})
TO0-4453 Clear 3.0 1.0 0.60+0.10
TO0-4456 Clear 6.0 20 0.70+0.10
TO0-4450 Clear 8.0 3.0 0.80+0.15
TOO0-4465 Clear 12.0 4.0 0.85:0.15
TO0-4452 Clear 18.0 6.0 1.00+0.15
7O0-4456 Clear 24.0 8.0 1.20+0.20
TO0-44T5 Yellow 3.0 1.0 0.60+0.10
TO0-4478 Yellow 6.0 20 0.70+0.10
TOO0-4472 Yellow 8.0 3.0 0.80+0.15
TOO0-4481 Yellow 12.0 4.0 0.85:0.15
TOO0-44B4 Yellow 18.0 6.0 1.00:0.15
7O0-4488 Yallow 24.0 8.0 1.20+0.20
700-4487 Blus 3.0 1.0 0.60+0.10
TO0-4480 Blue 6.0 20 0.70:0.10
TO0-4484 Blue 8.0 3.0 0.80+0.15
TO0-4504 Blue 12.0 4.0 0.85+0.15
TO0-4507 Blue 18.0 6.0 1.00:0.15
TO0-4501 Blue 24.0 8.0 1.20:0.20
700-4510 Red 3.0 1.0 0.60+0.10
700-4513 Red 6.0 20 0.70+0.10
TO0-4517 Red 8.0 3.0 0.80+0.15
TO0-4526 Red 12.0 4.0 0.85:0.15
TO0-4529 Red 18.0 6.0 1.00+0.15
TO0-4523 Red 24.0 8.0 1.20+0.20
TO0-4532 Black 3.0 1.0 0.60+0.10
7004535 Black 6.0 20 0.70+0.10
TO0-4539 Black 8.0 3.0 0.80+0.15
T00-4548 Black 12.0 4.0 0.85:0.15
TO0-4541 Black 18.0 6.0 1.00:0.15
TO0-4545 Black 24.0 8.0 1.2040.20
TO0-4554 White 3.0 1.0 0.60+0.10
TOO0-4557 White 6.0 20 0.70+0.10
7O0-4551 White 9.0 30 0.80+0.15
7004560 White 12.0 4.0 0.85+0.15
TO0-4567 White 18.0 6.0 1.00:0.15
TO0-4573 White 24.0 8.0 1.2010.20
704582 Grean | Yellow 3.0 1.0 0.60+0.10
TO0-4589 Grean | Yellow 6.0 20 0.70+0.10
TO0-4585 Grean | Yellow 8.0 30 0.80+0.15
700-4608 Green | Yellow 12.0 4.0 0.85+0.15
7004611 Green | Yellow 18.0 6.0 1.00+0.15
TO0-4618 Green | Yellow 24.0 8.0 1.20:0.20
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RS Stock No.
T00-4453
TO0-4456
T00-4450
TO0-4469
T00-4462
TO0-4466
TO0-4475
T00-4478
T00-4472
T00-4481

T00-4488
7004497
T00-4490
T00-4494
7004504
T00-4507
7004501
7004510
7004513
7004517
TO0-4526
7004529
7004523
7004532
7004535
T00-4539
T00-4548
TO0-4541
TO0-4545
7004554
TO0-4557
7004551
T00-4560
TO0-4567
7004573
T00-4582
T00-4589
T00-4595
T00-4808
7004811
7004618

CROSS REFFERENCE LIST

Description

Heatshrink tube clear 3/ 1mm
Heatshrink tube clear 6/2mm
Heatshrink tube clear %3mm
Heatshrink tube clear 124 mm
Heatshrink tube clear 18/6mm
Heatshrink tube clear 24/Bmm
Heatshrink tube yellow 3/ 1mm
Heatshrink tube yellow 8/2mm
Heatshrink tube yellow % 3mm
Heatshrink tube yellow 12/4mm
Heatshrink tube yellow 18/&6mm
Heatshrink tube yellow 24/Bmm
Heatshrink tube blue 3/11mm
Heatshrink tube blue 6/2mm
Heatshrink tube blus 9/3mm
Heatshrink tube blua 12/4mm
Heatshrink tube blue 18/8mm
Heatshrink tube blue 24/8mm
Heatshrink tube red 3/1mm
Heatshrink tuba red 6/2mm
Heatshrink tube red 8/3mm
Heatshrink tube red 124mm
Heatshrink tube red 18/&mm
Heatshrink tube red 24/Bmm
Heatshrink tube black 3/1mm
Heatshrink tube black &6/2mm
Heatshrink tube black 8/3mm
Heatshrink tube black 12/4mm
Heatshrink tube black 18/6mm
Heatshrink tube black 24/8mm
Heatshrink tube white 3/1mm
Heatshrink tube white 6/2mm
Heatshrink tube white 8/3mm
Heatshrink tube white 12/4mm
Heatshrink tube white 18/6mm
Heatshrink tube white 24/8mm
Heatshrink tube greanfyallow 3/ 1mm
Heatshrink tube greenfyeallow 6/2mm
Heatshrink tube greanfyeallow 9/ 3mm
Heatshrink tube green/yellow 12/4mm
Heatshrink tube green/yellow 18/6mm
Heatshrink tube greenfyallow 24/8mm
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