Heavy duty 12 Volt starting booster

Description:
e Starting booster.
e Operating voltage 12V.

. ﬁQ =\ e Safety switch and reversed polarity
N~ - S A\ alarm.
F L 03 e Capacity 22 Ah.
E%me_ s—| e Sealed internal AGM battery.
\-";fuﬂsm = e Mac "Peak’” current: 3500A.
o= Lol e Max starting current: 1300A.
e TCFC: 780A.

e Double insulation copper cables 25
mm? 1.55 m long.

e Straight pliers 650A.

e Protection by 300A timed fuse.

e Analog charge control voltmeter.

e Cigar lighter protected by a 16A re-
arming fuse.

e Automatic charger 2A.
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