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Datasheet
Socket Cap Screw – DIN 912
Grade 12.9 Plain Finish

d1 M3 M4 M5 M6 M8 M10 M12 M16 M20 M24 M30

d2     5.5 7 8.5 10 13 16 18 24 30 36 45

k         3 4 5 6 8 10 12 16 20 24 30

s 2.5 3 4 5 6 8 10 14 17 19 22

t          min. 1.3 2 2.5 3 4 5 6 8 10 12 15

Please view our full range listing below

RS Stock No 	 Size
 

4679773	 3 x 6

8229063	 3 x 15

4679818	 3 x 16

4679830	 3 x 25

4679846	 3 x 30

8229060	 3 x 40

8229079	 4 x 6

4679852	 4 x 8

4679874	 4 x 10

4679880	 4 x 12

4679896	 4 x 16

4679903	 4 x 20

4679919	 4 x 25

4679931	 4 x 30

RS Stock No 	 Size
 

RS Stock No 	 Size
 

RS Stock No 	 Size
 

8229072	 4 x 35

4679947	 4 x 40

8229076	 4 x 50

8229085	 5 x 8

4679953	 5 x 10

4679969	 5 x 12

4679975	 5 x 16

4679981	 5 x 20

4679997	 5 x 25

4680004	 5 x 30

4680010	 5 x 35

4680032	 5 x 40

4680048	 5 x 50

4680054	 6 x 10

4680060	 6 x 12

8229313	 6 x 14

8229088	 6 x 15

4680076	 6 x 16

4680105	 6 x 20

4680082	 6 x 25

4680098	 6 x 30

4680111	 6 x 35

4680127	 6 x 40

4680133	 6 x 45

4680149	 6 x 50

8229082	 6 x 55

4680155	 6 x 60

275018	 6 x 70

529696	 8 x 12

529703	 8 x 16

529719	 8 x 20

529725	 8 x 25

4680161	 8 x 30

4680177	 8 x 35

4680199	 8 x 40

4680206	 8 x 45

4680212	 8 x 50

4680228	 8 x 55

4680234	 8 x 60

8229091	 8 x 65

275052	 8 x 70

8229151	 8 x 75

Cont’d....

d1

s k
t l

d2



4680256	 8 x 80

1247319	 8 x 90

4680284	 8 x 100

4680262	 10 x 16

4680278	 10 x 20

4680290	 10 x 25

4680313	 10 x 30

4680329	 10 x 35

529810	 10 x 40

275096	 10 x 45

529826	 10 x 50

275103	 10 x 55

529832	 10 x 60

4680335	 10 x 65

4680341	 10 x 70

1247320	 10 x 75

4680357	 10 x 80

275147	 10 x 90

275153	 10 x 100

4680363	 10 x 120

4680385	 12 x 25

4680391	 12 x 30

4680408	 12 x 40

4680414	 12 x 45

4680420	 12 x 50

275181	 12 x 55

529898	 12 x 60

275197	 12 x 65

275204	 12 x 70

1247321	 12 x 75

275226	 12 x 80

4680436	 12 x 90

4680442	 12 x 100

4680458	 12 x 120

1247322	 16 x 30

1247323	 16 x 35

4680492	 16 x 40

1247324	 16 x 45

4680515	 16 x 50

1247325	 16 x 55

275327	 16 x 60

1247326	 16 x 65

275349	 16 x 70

1247327	 16 x 75

275361	 16 x 80

1247328	 16 x 90

275383	 16 x 100

4680543	 16 x 120

1247340	 20 x 50

1247341	 20 x 60

1247342	 20 x 65

1247343	 20 x 70

1247344	 20 x 80

1247346	 20 x 100
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1247347	 20 x 120

1247348	 20 x 130

1953233	 24 x 40

1953234	 24 x 50

1953235	 24 x 60

1933431	 24 x 70

1933432	 24 x 80

1953237	 24 x 90

1933435	 24 x 100

1933436	 24 x 110

1933437	 24 x 120

1933438	 24 x 130

1933439	 30 x 60

1933441	 30 x 80

1933442	 30 x 90

1933443	 30 x 100

1933444	 30 x 120

1933445	 30 x 140

1933446	 30 x 150
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