T @Standard
Surface P B Series @®R0oHS compliance Halogen free
mount type

3 X

I Specifications
Items Specifications
Size code B2 ‘ D3L | D4
Category temperature range -551t0+105 C
Rated voltage range 40t0 10 V.DC
Rated capacitance range 331068 uF | 150to 330 uF ‘ 220t0 470 uF
Capacitance tolerance +20(120 Hz/+20 C)
Leakage current Please see the attached characteristics list
Dissipation factor(tané) Please see the attached characteristics list
Surge voltage Rated voltage x1.15
Endurance 105°C 2,000h, (B2 size:1,000h) rated voltage appled * Rated temp. 85°C 1,000h rated voltage applied
AC/C Within£20 % of the initial value
DF =1.5 times of the initial limit
LC Within the initial limit
Damp heat (Steady State) | 60°C, 90 to 95% RH 500h, No-appled voltage
AC/C Within+40 %, =20 % of the initial value
DF = 1.5 times of the initial limit
LC =3 times of the initial limit

I Marking and dimensions

B2 size

R.Cap. code L (unit : mm)
l : T L £0.3%1 W 0.2 #0252 §*0.2 \yq £0.1
Polarity
marking — 4 - B2 3.5 2.8 1.9 0.8 2.2
(+) D3L 7.3 4.3

2.
D4 7.3 4.3 3.

R. Voltage codeL

%1 +0.2:B2 %2 +0.1:B2
ot. No. E Z -
D3L size < < JL;JL
R. Capacitance
' A R Voltage (VDC) 4.0 6.3 10
Polarity .
marking [l i i Code g J A
(+) " ‘|
R. Voltage cod<|e Lot fo. B2 size
R.Cap. (uF) 33 47 68
D4 si
R Capacitance Code N7 | S7 | W7
Polarity

marking—
(+)

R. Voltage code

[ Characteristics list

b e : Standard
S WDO (Q) (VDO (O (uF) L W H (m,{,i,‘,’@')ﬁ%‘f)"fﬁ}gn (rﬁ?)Rmﬁi) tan & %3 L(C M>§)4 Part number Mm.P(aék(a:g!%Qty
40 105 | 4.0 | 105 68 | 35 28 | 1.9 | B2 1100 70 0.08 27.2 | 4TPB6SM 2000

105 | 40 | 105 | 330 | 73 43 | 28 |D3L| 2000 40 0.10 | 1320 |4TPB330ML 2500

105 | 6.3 | 105 68 | 3.5 28 | 19 | B2 1100 70 0.08 428 | 6TPB68M 2000

105 | 63 | 105 | 220 | 73 43 | 28 |D3L| 2000 40 0.10 | 138.6 | 6TPB220ML 2500

63 85| 50 | 105 7.3 43 | 28 D3L 2000 40 0.10 |207.9 | 6TPB330MAL | 2500

105 | 63 | 105 | 330 | 73 43 | 28 2000 40 0.10 |207.9 | 6TPB330ML 2500

105 | 6.3 | 105 7.3 43 | 38 | D4 | 3000 40 0.10 |207.9 | 6TPB330M 2000

P8 105 | 6.3 | 105 | 470 | 7.3 43 | 38 | D4 | 3000 35 0.15 |296.1 | 6TPB470M 2000
105 {10.0 | 105 33 | 35 28 | 19 | B2 1100 70 0.08 33.0 | 10TPB33M 2000

105 [10.0 | 105 | 47 | 35 28 | 19 | B2 1100 70 0.08 470 | 10TPB47M 2000

10 105 [10.0 | 105 | 150 | 7.3 43 | 28 |D3L| 2000 40 0.10 | 150.0 | 10TPB150ML | 2500

105 |10.0 | 105 220 7.3 43 | 28 |D3L| 2000 40 0.10 |220.0 | 10TPB220ML | 2500

105 |10.0 | 105 7.3 43 | 38 | D4 | 3000 40 0.10 |220.0 | 10TPB220M 2000

105 {100 | 105 | 330 | 73 43 | 38 | D4 | 3000 35 0.10 |330.0 | 10TPB330M 2000

%1 :Ripple current (100 kHz/ +45 C ), %2:ESR (100 kHz/+20 C) %3:tand (120 Hz/+20 C) *4:After 5 minutes
@Please refer to each page in this catarog for “Reflow conditions” and “Taping specifications” .



