MARQUARDT

Product number

1801.1303

Actuator color / printing

Switc hing function
Number of poles
connections

Mec hanical life endurance
Rating IEC

Rating Morth America

Contact resistance (new

¢ onditicn )

Insulation resistance (new
conditicn )

Proof trac king

Protection type

Ambient temperature
Ambient temperature
Flammakbility

Glow wire test temperature

Actuators and additional
actuators

Heousing descripticn
Connection surface
Contact material

Contact distance

Plug forc & of the terminals
Approval marks

Suitable for appliances of
protection class

21 8

Normally ¢closed contact (SPNC)

1-pole

Quick-connect terminal, 4.8
10E4

4 {2) A 250 AC 1E4

4 A 250 AC 11D HP

6 A 125V AC 1MDHP

=< 100 (1 A 12 DC) mOhm

=100 (300 v DC) MOhm

250 PTI
Connection [P 40
-20°C ... +100 °C
20 °C .. +55°C
UL 84222

850 °C

PA, red

PA, black

external connection silver plated

Ag

23 mm

=80M

CSA UL JENEC 05

15

9.8
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075..125 18.2-0.1 12,9 +0.1
125..2 19.4-0.1 12,9 +0.1
2.3 18.8-0.1 12,9 +0.1

¥ =wallthickness



