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PANEL CUTOUT

MAKIMUM PANEL

THICKKESS 3mm
HOLES TO ST

SCREW USED |_15‘-’3
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Material:

1. Insert: ABS

2 Frame: Nickel plated zinc diecast
a | 3. Shell: Nickel plated steel
4. Contacts: Gold Plated

Voltage rating: 30W AC
Current rating: 1.5 A max
Contact resistance: S0m{} max

Dhelectric withstanding voltage: 500V AC

1
by

\—Z HOLES: @3.5mm C5K B2° x 8585
M3 VEREION HAS M3 THREAD HOLES.

a
o

1
2
3.
i 4. Insulation resistance: 2000 min
5.
[

Operating Temperature: -20°C to 50°C
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RS Part No. Description

2L

807-5621 USB 3.0 Ato USE 3.0 A, Nickel Plated, CSK hole.
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RS Part No. Description
907-5624  USB 3.0 Bto USBE 3.0 A, Nickel Plated, CSK hole.

RS Part No. Description
907-5628 USB 2.0 B to USB 2.0 A, Nickel Plated, CSK hole.

RS Part No. Description
8907-5637  USB 2.0 Ato USBE 2.0 A, Nickel Plated, CSK hole.

RS Part No. Description
907-5630 USB 2.0 Ato USB 2.0 B, Nickel Plated, CSK hole.

RS Part No. Description
907-5634 LC Duplex SM adaptor, Nickel Plated, CSK Hole

RS Part No. Description
907-5643 LC Duplex MM, Nickel Plated, CSK Hole

RS Part No. Description
907-5646 SC Simplex SM, Nickel Plated, CSK Hole
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RS Part Mo. Description
907-5640 SC Simplex MM, Nickel Plated, CSK Hole

RS Part No. Description
907-5659 Toslink, CSK Hole

' RS Part No. Description
907-5652  UTP CatSe RJ45-RJ45, CSK Hole

RS Part No. Description
907-5656 FTP Cat5e RJ45-RJ45, Shielded, CSK Hole

RS Part No. Description
907-5665 UTP Caté RJ45-RJ45, CSK Hole

RS Part No. Description
907-5668 FTP Cat6 RJ45-RJ45, Shielded, CSK Hole

RS Part No. Description
907-5662 RCA Phono RED, CSK Hole

RS Part No. Description
907-5671 RCA Phono WHITE, CSK Hole
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RS Part No. Description
907-5674 RCA Phono YELLOW, CSK Hole

RS Part No. Description
907-5678  Blanking Plate, CSK Hole
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