NO |DESCRIPTION DATE
DEL PROOF VOLTAGE
/\ |WORKING VOLTAGE —— VOLTAGE RATING 01.21.14

BERYLLIUM COPPER PER JIS-C1730B ——
BERYLLIUM COPPER PER ASTM B196 UNS C17300

>
Lol
B B
0)
™M
N
S
o
1.0 _ELECTRICAL
1.1 FREQUENCY RANGE: DC-10 GHz
1.2 NOMINAL IMPEDANCE: 50 OHMS
1.3 VOLTAGE RATING: 335 VOLTS MAX.
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS—-C3804
2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B198 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710
3.0 FINISHES AND OTHERS
3.1 SEE BELOW TABLE FOR DETAILS.
4.0 MECHANICAL
4.1 INTERFACE IN ACCORDANCE WITH: MIL-STD-—348A
4.2 FOR USE WITH RG174 OR SIMILAR STYLE CABLE
4.3 CABLE ATTACHMENT: OUTER: CLAMP, INNER: SOLDER
5.0 ENVIRONMENTAL
5.1 OPERATING TEMPERATURE RANGE: —65° C TO +185* C
10| CAP BRASS 1 |GOLD 3. MIN.
9 | NUT BRASS 1 [GOLD 3" MIN.
8 | WASHER BRASS 1 |GOLD 3y MIN.
7 | SLEEVE BRASS 1 |GOLD 3 MIN.
6 | CHASSIS BRASS 1 |GOLD 3 MIN.
5 | CENTER CONTACT|BERYLLIUM COPPER| 1 |GOLD 30 w'MIN.
4 | WASHER STAINLESS STEEL 1 |NONE
3 | BODY BRASS 1 |GOLD 34 MIN.
2 | INSULATION TEFLON 1 |NONE
1 | SHELL BRASS 1 [GOLD 34 MIN.
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STRIPPING DIMENSION
APPROVED oy D_ATE _____
DESCRIPTION | SMC RIGHT ANGLE PLUG CLAMP _
$| DRAWN JTOLERANCE | @& [26-06 T.GG 17su|E | DATE ljg)| REV.
& |KristinalN— [roz | TITLE |\ROHS COMPLIANT <Soo|RH|1102.00" || B-1
#8 |_CHECK B [ UNIT "
e XX |ro0.1 #t [ DWG.NO.| 26-0024
23 [APPROVAL | XXX _|+0.05 [ TSCATE |
E| Angela |ANGLE[+5" |[fI| 8:1




