Datasheet
RS PRO CableMat — Carpet Top

Stock number: 175-7246

Quality C able Mat Standard size 40x120cm
Custems tariff number STO320095 Application areas Indoors
Product detalls # Made in Europe Pille 100 % High-Twist Nylon [HTN] Polyamide &
¥ 2 years guarantee Colouration Solution dyed
Pile helght approx. 10mm
# 100 % PVC-free
# Protection from tripping hazards due Pile welght
ta loose cables kying araund without substrate 600 gfsqm
# Hazard awareness borders Plie welght
# Suitable forunderfloor heating with substrate 700 gfsqm
" Sip-resistant Backing 100 % Mitrile rubber
# Light-resistant Rubber thickness 2.B0mm
Rubber welght 3.24kgfsgm
Rubber border width 30 mm
Certification of Rubber border thickness 2.80mm

burning behaviour

Certification efstatie
electrical propensity

Certification free of
harmful substances

EM13501-1 FfCn-51

EM 14041 Antistatic

Gko-Tex® Standard 100

Tetal mat welg ht 3.95 kg/sqm
Overall helght approx. 13 mm
Dirtabserption capacity 50O gfsgm
Molsture abserption capacity 3-dlfsgm

rspro.com

Cleaning

Washable up to 60 °C

Tumble dry up to 80 °C

Carpet cleaning / Vacouum cleaners
Steam cleaning



