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RS PRO 15 Way Panel Mount 

D-sub Connector Plug 
RS Stock No.: 452-956             

 

 

 

 

 

 

 

 

 

 

 

    

 

   

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

• Durable and rugged 
design 

 

•  Reliable with a high 
performance 

 

•  Lightweight with a 
compact space-
saving high-density 
design 

 

•  Rugged aluminium 
shell for extra 
strength and 
EMI/RFI shielding 

 

•  Interface seal 
isolates contacts 
from one another  

 

•  Gold plated pin and 
receptacle contacts  

 

• Pre-terminated with 
18-inch wire leads 

 

FEATURES 
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From RS PRO a durable high density, high-performance Micro-D D-Sub connector designed for use in 
rugged and demanding environments. The metal shell of this connector provides both EMI & RFI 
shielding. This d-sub also features an interfacial seal which offers protection to the contacts against 
moisture and humidity. This D-sub connector has a compact design with a contact pitch of just 1.27mm 
which means it is ideal for use in applications where weight and space need to be kept at a minimum.  

 

 

 

Number Of Contacts 15 
Gender Male 
Body Orientation Straight 
Mounting Type Panel Mount 
D Connector Micro-D 
D-Sub Shell Size B 
Termination Method Solder 
Housing Material Aluminium 
Dimensions 23.5mm x 7.57mm x 10.31mm 
Contact Material Copper Alloy 
Contact Plating Gold 

Application 

Networking and communications equipment, Data 
processing equipment, Sensors and data loggers, 
Industrial and medical equipment, Portable electric 
generation equipment, Aircraft and Spacecraft 
applications 

Material Flammability Rating UL94 V-0 
 

 

 

 

Product Description  

General Specifications 
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Current Rating 3.0A 
Voltage Rating 250V 
Contact Resistance 8 milliohms maximum 
Dielectric Withstand Voltage 600VAC/Rms  

 

     

 

Length 23.5mm 
Width 7.57mm 
Depth 10.31mm 
Maximum Mating Force 4.56kg 
Minimum Unmating Force 0.21kg 

Individual Contact 6 oz. (170.40 g) maximum insertion; 0.5 oz. (14.20 g) 
minimum withdrawal 

 

 

 

Maximum Operating Temperature +135°C 
Minimum Operating Temperature -55°C 

  

 

 

Compliance/Certifications  UL94V-0            
 

 

Mechanical Specifications 

Approvals 

Electrical Specifications 

Operation Environment Specifications 
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