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Stainless Steal Thraad
RS Stock No. Type Size Langth Material Finish | Grade Din Standard
7976288 A2 M8 30mim Stainless Steel | Plain 304 DIM 931
5080988 A2 MB 100mm Stainless Steel | Plain 304 DIN 931
5080844 A2 [ G0mm Stainless Steel | Plain 304 DIN 831
5080916 A2 M8 40mm Stainless Steel | Plain 304 DIM 931
5080800 A2 MB 35mm Stainless Steel | Plain 304 DIN 931
5080822 A2 [ S0mm Stainless Steel | Plain 304 DIN 831
5080966 A2 M8 70mim Stainless Steel | Plain 304 DIM 931
5080872 A2 MB S0mm Stainless Steel | Plain 304 DIN 831
5080850 A2 [ G5mm Stainless Steel | Plain 304 DIN 831
5081307 A2 M20 100rmm Stainless Steel | Plain 304 DIM 931
5081262 A2 M20 70mm Stainless Steel | Plain 304 DIN 831
5081284 A2 M20 S0mm Stainless Steel | Plain 304 DIN 831
5081177 A2 M16 S0mm Stainless Steel | Plain 304 DIM 931
5081206 A2 M16 70mm Stainless Steel | Plain 304 DIN 831
5081183 A2 M16 G0mm Stainless Steel | Plain 304 DIN 831
5081234 A2 M16 B0mm Stainless Steel | Plain 304 DIM 931
5081256 A2 M16 100mm Stainless Steel | Plain 304 DIN 831
TaTE301 A2 M1i6 B5mm Stainless Steel | Plain 304 DIM 931
5081240 A2 M16 A0mm Stainless Steel | Plain 304 DIM 931
5081212 A2 M16 75mm Stainless Steel | Plain 304 DIN 831
5081098 A2 M1i2 S0mm Stainless Steel | Plain 304 DIM 931
5081082 A2 M12 40mm Stainless Steel | Plain 304 DIM 931
5081155 A2 M12 100mm Stainless Steel | Plain 304 DIN 831
5081105 A2 M1i2 g0mm Stainless Steel | Plain 304 DIM 931
5081133 A2 M12 B0mm Stainless Steel | Plain 304 DIM 931
5081127 A2 M12 70mm Stainless Steel | Plain 304 DIN 831
5081149 A2 M1i2 A0mm Stainless Steel | Plain 304 DIM 931
TO76308 A2 M12 45mim Stainless Steel | Plain 304 DIM 931
5081111 A2 M12 G5mm Stainless Steel | Plain 304 DIN 831
5080994 A2 M10 40mm Stainless Steel | Plain 304 DIM 931
TO76282 A2 M10 35mm Stainless Steel | Plain 304 DIM 931
5081076 A2 M10 100mm Stainless Steel | Plain 304 DIN 831
5081010 A2 M10 S0mm Stainless Steel | Plain 304 DIM 931
5081054 A2 M10 B0mm Stainless Steel | Plain 304 DIM 931
5081026 A2 M10 G0mm Stainless Steel | Plain 304 DIN 831
5081048 A2 M10 70mm Stainless Steel | Plain 304 DIM 931
5081060 A2 M10 A0mm Stainless Steel | Plain 304 DIM 931
TaTE281 A2 M10 S55mm Stainless Steel | Plain 304 DIN 831
7O76208 A2 M10 75mm Stainless Steel | Plain 304 DIM 931
776204 A2 M10 B5mm Stainless Steel | Plain 304 DIM 931
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