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NOTES:
1) MATERIAL:
"BLANK' = NYLON 6/6, 94V-2, COLOR: NATURAL.
CRCUIT & "BL* - NYLON 6/6, 94V-2, COLOR: BLACK.
"RE’- NYLON 6/6, 94V-2, COLOR: RED.
"YE'- NYLON 6/6, 94V-2, COLOR: YELLOW
"210" = NYLON 6/6, 94V-0, COLOR: NATURAL.
'225" = NYLON (PA6), UL94V-0, COLOR: BLACK, IEC 60335-1, 4th EDITION
GLOW WIRE CAPABLE.
225N’ = NYLON (PAG), UL94V-0, COLOR: WHITE, IEC 60335-1, 4th EDITION
GLOW WIRE CAPABLE.
"400* = NYLON 6/6, 94V-0, COLOR: NATURAL.
2) FINISH: NOT APPLICABLE
3) PRODUCT SPECIFICATION: PS-5556-001
4) PACKAGING: BULK
5) PART MATES WITH MOLEX PLUG #5559 AND HEADERS #5566, #5569.
6) PART TO BE USED WITH MOLEX FEMALE TERMINAL #5556.
4 CKT SHOWN 7) PART IS NOT DESIGNED FOR CURRENT SHARING.
8) CONNECTORS ARE NOT TO BE MATED OR UNMATED WHILE CIRCUITS ARE LIVE.
9) WIRES ARE TO BE DRESSED IN SUCH A MANNER TO ALLOW THE TERMINALS
TO FLOAT FREELY IN THE POCKET.
10) PART CONFORMS TO CLASS *B* REQUIREMENTS OF COSMETIC SPECIFICATION
PS-45499-002 WITH THE EXCEPTION OF DISCOLORATION, FLASH AND SINK MEET
CLASS *C* REQUIREMENTS.
/N TO BE MEASURED AT SURFACE
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V-2 V-0 GLOW WIRE
(RED) (WHITE)
- - 24 |- - 24
- - 22 |- - 22
- - 20 |- - 20
- - I8 |- - I8
- - 6 |- - I6
- - 14 |- - 14
- - 2 |- - 2
- - 0 - - 10
- - 8- - 8
- - 6 - 6
{12 1213 213114 M2l31415 39-02-8040 |5557-04R-RE 4 |50-36-2301 |5557-04R-225N| 4
- - 2 - 2
Sl a1 15 el r)le 6 Té? o EDP.NO. | ENG. NO. No. % EDP.NO. | ENG.NO. e
V-2 V-0 V-2
KT. 4CKT. 6 CKT. 8 CKT, 10 CKT. (NATURAL) (BLACK) (YELLOW)
— 39-01-2240 | 5557-24R 24 [39-09-9242 | 5557-24R-400] 24 |39-02-8241 | 5557-24R-YE | 24 |
39-01-2220 | 5557-22R 22 [39-03-9222 | 5557-22R-400] 22 |39-02-8221 | 5557-22R-YE | 22
39-01-2200 | 5557-20R 20 [39-03-9202 | 5557-20R-400] 20 |39-02-82071 | 5557-20R-YE | 20
39-01-2180_| 5557-18R 18 [39-03-9182 | 5557-18R-400] 18 |39-02-8181 | 5557-18R-YE | I8
/3| =1 K 0 ) |I|2 SJAfojefr 2fsaloleli 78 39-01-2160 | 5557-16R 16 [39-03-9162 | 5557-16R-400] 16 [39-02-87161 | 5557-16R-YE | I6
T8leojfre SO 213} 14 1| 11S]) AN | K | 3 1 SY | S 39-01-2140 | 5557-14R 14 [39-03-9142 | 5557-14R-400] 14 |39-02-8141 | 5557-14R-YE | 14
'Er "E'l "E'l 39-01-2120 | 5557-12R 12 [35-03-9122_| 5557-12R-400] 12 |39-02-8121 | 5557-12R-YE | 12|

— 39-01-2100 | 5557-10R 10 [39-03-9102 | 5557-10R-400] 10 [39-02-8101 | 5557-10R-YE | IO
12 CKT. 14 CKT, 6 CKT. 39-01-2080 | 5557-08R 8 |39-03-9082 | 5557-08R-400] 8 |39-02-8081 | 5557-08R-YE | 8

39-01-2060 | 5557-06R 39-03-9062 | 5557-06R-400 6 [39-02-8061 | 5557-06R-YE | ©
39-01-2040 | 5557-04R 39-03-9042 | 5557-04R-400| 4 |39-02-8041 | 5557-04R-YE | 4
39-01-2020 | 5557-02R 39-03-9022 | 5557-02R-400 2 |39-02-8021 | 5557-02R-YE | 2
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— 12 415)e)l 7|89 Hz2ltsliafislell 7811910 Ve V-0 GLOW WIRE VA
IO LI I2][13)[ 14f 15 16]] 17]]18 L 20| 13)[ 14015 eff 17| 18] 19| O (BLACK) (BLACK) (NATURAL)
= = 39-01-3245 | 5557-24R-BL | 24 [50-36-1667 | 5557-24R-229] 24 |39-01-2245 | 5557-24R-210] 24
39-01-3225 | 5557-22R-BL | 22 |[NOT TOOLED| 5557-22R-225 22 [39-01-2225 | 5557-22R-210] 22
I8 CKT, 20 CKT, 39-01-3205 | 5557-20R-BL | 20 |NOT TOOLED| 5557-20R-225| 20 |39-01-2205 | 5557-20R-210] 20
39-01-3185 | 5557 18R-BL | 18 [50-36-1668 | 5557 18R-225] 18 |39-01-2185 | 5557 -18R-210] 18
] 39-01-3165 5557-16R-BL 16 |50-36-1669 | 5557-16R-225| 16 |39-01-2165 5557-16R-210 | I6 [
39-01-3145 | 5557 14R-BL | 14 |50-36-2293 | 5557 14R-225| 14 |39-01-2145 | 5557 -14R-210] 4
39-01-3125 5557-12R-BL 12 [50-36-1674 | 5557-12R-225| 12 |39-01-2125 5557-12R-210| 12
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s siiel s 9]z e 51| G s LS W) )20 2 2 39-01-3065 | 5557-06R-BL | 6 |50-36-1672 | 5557-06R-225, 6 |39-01-2065 | 5557-06R-210| 6
= = 39-01-3045 | 5557-04R-BL | 4 [50-30-4461 | 5557-04R-225 4 |39-01-2045 | 5557-04R-210] 4
39-01-3025 | 5557-02R-BL | 2 |50-36-1673 | 5557-02R225 2 [39-01-2025 | 5557-02R-210] 2
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