j m e m 0@ R E\ Thermoelectrics

CP Series Specifications
for higher current, larger heat pum@gﬂ)plications

TH=25°C

Catalog Imax Qmax'’ Vmax ATmax | N | Dimensions (mm?
Number (Amps) | (Watts) olts, (°C) A B C D

CP0.8-7-06L 21 1.0 0.85 67 7| 86 6 6 34
CP0.8-17-06L 21 24 206 67 1719 9 9 34
CP0.8-31-06L 21 44 3.75 87 31112 12 12 34
CP0.8-63-06L 21 8.0 7.62 87 63]12 25 12 34
CP0.8-71-06L 21 101 8.60 67 71118 18 18 34
CP0.8-127-06L 21 181 15.40 67 127|125 25 25 34
CP0.8-254-06L 2.1/4.2 36.2 30.8/15.4 67 254150 25 50 3.4
CP0.8-127-05L 26 24 15.40 67 127425 25 256 31
CP0.8-254-05L 2.6/5.2 44.8 30.8/15.4 87 264150 25 50 31
CP1.0-7-08L 25 1.2 0.85 67 718 8 8 40
CP1.0-17-08L 25 29 2.06 67 17112 12 12 40
CP1.0-31-08L 25 83 3.75 67 31115 15 15 40
CP1.0-63-08L 25 10.6 7.62 87 63115 30 15 40
CP1.0-71-08L 25 120 8.60 67 71123 23 23 40
CP1.0-127-08L 25 214 15.40 67 127|130 30 30 40
CP1.0-254-08L 2.5/5.0 42.8 30.8/15.4 87 254/ 60 30 60 4.0
CP1.0-7-06L 30 14 0.85 67 71 8 8 8 36
CP1.0-17-08L 3.0 34 2.06 67 17112 12 12 36
CP1.0-31-06L 3.0 83 375 67 31115 15 15 36
CP1.0-63-06L 3.0 127 7.62 67 63115 30 15 36
CP1.0-71-06L 30 14.4 8.60 87 71123 23 23 386
CP1.0-127-08L 3.0 257 15.40 87 127|130 30 30 36
CP1.0-254-06L 3.0/6.0 51.4 30.8/15.4 67 254 60 30 60 36
CP1.0-7-05L 39 18 0.85 87 718 8 8 32
CP1.0-17-05L 39 45 2.06 67 17112 12 12 3.2
CP1.0-31-05L 39 8.2 3.75 87 31|15 15 15 32
CP1.0-63-05L 38 186 7.62 67 63|15 30 15 32
CP1.0-71-05L 39 18.7 8.60 67 71|23 23 23 32
CP1.0-127-05L 39 334 15.40 67 127130 30 30 32
CP1.0-254-05L 3.9/78 66.8 30.8/15.4 67 254|160 30 60 3.2
CP1.4-11-10L 39 29 133 70 11110 15 10 47
CP1.4-17-10L 39 45 2.06 70 17115 15 15 47
CP1.4-31-10L 39 8.2 3.75 70 31(20 20 20 47
CP1.4-35-10L 39 9.2 424 70 35[15 30 15 47
CP1.4-71-10L 39 187 8.60 70 71130 30 30 47
CP1.4-127-10L 39 33.4 15.40 70 127] 40 40 40 4.7
CP1.4-11-06L 6.0 4.4 1.33 67 11|10 15 10 38
CP1.4-17-06L 8.0 6.9 206 87 17115 15 15 38
CP1.4-31-06L 6.0 125 375 67 31120 20 20 38
CP1.4-35-06L 6.0 14.2 4.24 67 35{15 30 15 38
CP1.4-71-06L 6.0 28.7 8.60 87 71|30 30 30 38
CP1.4-127-06L 8.0 51.4 15.40 67 127/ 40 40 40 38
CP1.4-11-045L 8.5 6.0 1.33 87 1110 15 10 33
CP1.4-17-045L 85 92 2.06 67 17115 15 15 33
CP1.4-31-045L as 16.8 3.7 67 31120 20 20 33
CP1.4-35-045L 8.5 19.0 424 67 35|15 30 15 33
CP1.4-71-045L 85 385 8.60 67 71|30 30 30 33
CP1.4-127-045L 8.5 720 15.40 67 127140 40 40 33
CcP2-17-10L 8.0 103 2.06 70 17122 22 22 58
CP2-31-10L 9.0 18.8 37s 70 31130 30 30 58
CP2.49-10L 9.0 297 593 70 4936 36 368 56
CP2-71-10L 9.0 431 8.60 70 71144 44 44 56
CP2-127-10L 9.0 771 15.40 70 127|162 62 62 56
CP2-17-06L 140 16.0 2.06 67 17122 22 22 48
CP2-31-086L 140 293 375 67 31130 30 30 46
CP2-49-06L 14.0 46.2 5.93 87 40] 36 36 36 46
CP2-71-06L 14.0 87.0 8.60 67 71| 44 44 44 46
CP2-127-06L 14.0 120.0 15.40 67 127162 62 62 46
CP2.8-31-08L 24.0 50.2 375 67 31140 40 40 50
CP5-31-10L 390 815 375 70 31155 55 55 58
CP5-31-06L 60.0 125.0 3.75 67 31|55 55 55 49
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