MARKING:

MARKING:

Q97221
2.5A 250V~

No BOM_ITEM QTY P/N

1 | SAA-118 BLADE 1 pcs | BBN11800
2 | SAA-118 INSULATION BLADE| 2 pcs | BBNIISIN
3 | SP-502B INNER BODY 1 pcs | MI502000
4 | PVC 45P (SA8T7,SP-502B) | 40 g | RPP04512
9 | @2.35B PHOSPHOR BRONZE TUBE| 2 pes | BPP235B3
6 | 3.2 PHOSPHOR BRONZE TUBE | | pcs | _BPP32300
7 | IS-034 INNER BODY 1 pcs | MP334012
8 | PVC 45P (SA87, 1S-034) 15g | RPP04512
9 | PE TIE (BLACK:> 6 inch) |1 pcs | KBB10006
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CABLE |[HO5VV-F 3G 1.0 DENT PRINT CT-12 (BLACK)
180+30 PLUG |SP-502B + IS-034 LENGTH 2000 UNITmm
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