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WAGO - 750 Series

Modular WAGO-I/O-System
Compact, rackless Design

IP20 Protection Class

Programmable Fieldbus Controller
Stock-No. MPN Description
882-0316 750-880 ETHERNET Controller 32-bit, IEC 60870-05
882-0310 750-881 ETHERNET Controller 32-bit, IEC 61850
882-0329 750-882 ETHERNET Controller 32-bit, Media Redundancy
667-9208 750-842 ETHERNET TCP/IP Controller 16-bit
667-9214 750-833 PROFIBUS Controller 16-bit

Software
Stock-No. MPN Description
667-9255 759-302 Software WAGO I/O Check 2
882-0338 759-302/000-923 Software WAGO I/O CHECK 2 and USB Kit
509-6090 759-333 Programming Tool IEC 61131-3 WAGO I/O PR

Fieldbus Couplers
Stock-No. MPN Description
667-9217 750-340 PROFINET Fieldbus Coupler, 100 Mbit
868-7368 750-370 PROFINET Fieldbus Coupler, 2-port, 100 Mbit
868-7355 750-375 PROFINET Fieldbus Coupler, advanced, 2-port
667-9205 750-333 PROFIBUS DP/V1 Fieldbus Coupler, 12 Mbaud
508-3870 750-343 PROFIBUS DP/ECO Fieldbus Coupler, 12 Mbaud
719-1932 750-352 Ethernet/IP-MODBUS/TCP Fieldbus Coupler, 10/100 Mbit
508-3864 750-342 MODBUS/TCP Fieldbus Coupler, 10 Mbit
508-3842 750-315 MODBUS Fieldbus Coupler, RS485 (150-115.2 kbaud)
508-3858 750-316 MODBUS Fieldbus Coupler, RS232 (150-115.2 kbaud)
508-3886 750-344 INTERBUS ECO Fieldbus Coupler, 500 kbaud

Fieldbus Connectors
Stock-No. MPN Description
508-3987 750-960 PROFIBUS Fieldbus Connector, D-Sub Male, 9-pole
508-4003 750-970 PROFIBUS Fieldbus Connector, D-Sub Female, 9-pole
719-1910 750-971 PROFIBUS Fieldbus Connector, D-Sub Male, 9-pole
719-1914 750-972 PROFIBUS Fieldbus Connector, D-Sub Male/Female, 9-pole
719-1923 750-975 ETHERNET RJ-45 Connector, for field assembly, IP20
508-3993 750-963 CANopen Fieldbus Connector, D-Sub Female, 9-pole
719-1926 750-961 INTERBUS Fieldbus Connector (IN), D-Sub Female, 9-pole
719-1920 750-962 INTERBUS Fieldbus Connector (OUT), D-Sub Male, 9-pole
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Digital Input Modules
Stock-No. MPN Description

667-9220 750-400 2-Ch Module 24Vdc 3.0ms
667-9227 750-425 2-Ch Module NAMUR
508-3892 750-402 4-Ch Module 24Vdc 3.0ms
667-9233 750-432 4-Ch Module 24Vdc 3.0ms

667-9236 750-430 8-Ch Module 24Vdc 3.0ms
667-9239 750-431 8-Ch Module 24Vdc 0.2ms
719-1945 750-1405 16-Ch Module 24Vdc 3.0ms

Digital Output Modules
Stock-No. MPN Description
667-9258 750-501 2-Ch Module 24Vdc Current 0.5A
508-3909 750-504 4-Ch Module 24Vdc Current 0.5A

667-9251 750-530 8-Ch Module 24Vdc Current 0.5A
719-1936 750-1504 16-Ch Module 24Vdc Current 0.5A
868-7374 750-517 2-Ch Module Relay C/O 1A

508-3915 750-513 2-Ch Module Relay N/O 2A

Analog Input Modules
Stock-No. MPN Description
508-3921 750-455 4-Ch Module 4-20mA single-ended

868-7361 750-468 4-Ch Module 0-10V single-ended
667-9242 750-459 4-Ch Module 0-10V single-ended
508-3943 750-461 2-Ch Module Pt100 RTD NTC 20kOhm

868-7359 750-461/003-000 2-Ch Module Pt100, Configurable
667-9245 750-469/003-000 2-Ch Module Thermocouples, Configurable

Analog Output Modules
Stock-No. MPN Description

508-3937 750-554 2-Ch Module 4-20mA 12-bit
719-1942 750-555 4-Ch Module 4-20mA 12-bit
719-1948 750-559 4-Ch Module 0-10V 12-bit

Function and Technology Modules
Stock-No. MPN Description
667-9223 750-404 1-Ch Up/Down Counter 24Vdc 100kHz

Supply and Segment Modules
Stock-No. MPN Description
868-7377 750-610 Power Supply 24Vdc, max. 6.3 A
868-7365 750-612 Power Supply 0-230Vac/dc, passiv
868-7371 750-616 Separation Module

508-3959 750-600 End Module

Communication Modules
Stock-No. MPN Description
667-9249 750-650/003-000 Serial Interface RS-232 C, Configurable

882-0326 750-644 Bluetooth RF-Transceiver Module
882-0322 758-915 Bluetooth ETHERNET Gateway
882-0335 750-642 EnOcean Radio Receiver Module
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