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VAL-MS ...

M 5
FM - M 2

"...18"

14.5
Mains surge voltage protection, pluggable
Housing width 17.5 (1 div.)

(IEC)

[mm2]

Connection data

Remote indicator contact:

Connection data

rigid

solid

0.5-35

0.14-1.5

flexible

stranded

0.5-25

0.14-1.5

AWG

20-2

28-16
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Description

VALVETRAB base element, without
coding,
for mounting on 3

VALVETRAB base element, as above,
however
with remote indicator contact (RI)
as PDT (N/C / N/O contact)

VALVETRAB plug, plugs into the base
element

Voltage

U1
N)

60 V AC

120 V AC

230 V AC

230 V AC

400 V AC

500 V AC

Type

VAL-MS-BE

VAL-MS-BE/FM

VAL-MS 60 ST

VAL-MS120ST

VAL-MS230ST

VAL-MS 230 IT ST 3)

VAL-MS400ST

VAL-MS500ST

Order No.

28 17 74 1

28 17 73 8

28 07 57 3

28 07 58 6

27 98 84 4

28 07 59 9

28 16 39 9

28 07 60 9

Pcs. Pkt.

10

10

10

10

10

10

10

10

Accessories

Wiring bridge

Marking labels

MPB ...

ZBN 18, ...

28 09 20 9

28 09 12 8

10

10

Technical data

Tested: / Arrester class:

Nominal voltage UN
1):

Arrester rated voltage UC:

Discharge current to PE with UN:

Nominal discharge surge current isn (8/20) µ
s:

Max. discharge surge current is max (8/20) µ
s:

Protection level isn:

Response time ta:

Required back-up fuse max.:

Remote indicator
max. perm. operating voltage Umax

contact: PDT
max. perm. operating current Imax AC (Ω/Ind.)

max. perm. operating current Imax DC (Ω/Ind.)

Temperature range:

Protect. type acc. to IEC 529/EN 60 529:

Approvals:

with 5 kA:

common (PE)

common (PE)

common

common

common (PE)

VAL-...60

in accordance with DIN VDE 0675-6: 1989-11, draft /C

60 V AC

75 V AC

≤ 0.3 mA

15 kA

40 kA

≤ 400 V

300 V

≤ 25 ns

125 A gL

250 V AC/125 V DC

1 A/1 A

0.2 A/30 mA

– 40 °C to + 80 °C

IP 20

HCAI

VAL-... 120

120 V AC

150 V AC

≤ 0.3 mA

15 kA

40 kA

≤ 700 V

550 V

≤ 25 ns

125 A gL

250 V AC/125 V DC

1 A/1 A

0.2 A/30 mA

– 40 °C to + 80 °C

IP 20

HCAI

VAL-... 230

230 V AC

275 V AC

≤ 0.3 mA

15 kA

40 kA

≤ 1.35 kV

1 kV

≤ 25 ns

125 A gL

250 V AC/125 V DC

1 A/1 A

0.2 A/30 mA

– 40 °C to + 80 °C

IP 20

HCAIg
1) Conversion table (AC → DC or DC → AC), see info.
3) Application example IT system, see info.
Type of housing
Polyamide PA-F fiber reinforced, see product-line info
color: black
Inflammability class acc. to UL 94: VO
Torque value of terminals, see product-line info
Marking systems and mounting material, see catalog part 3/4.
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The rated cross section refers to untreated conductors without ferrules, see product-line info

Dimensional drawing
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