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1.0 ELECTRICAL G195 #3.3 REF,
1.1 FREQUENCY RANGE: DC-7.5 GHz 4,95 24.8(976>
1.2 NOMINAL IMPEDANCE: 50 OHMS
1.3 VOLTAGE RATING: 2700 VOLTS MAX. 21.6¢.850 32.0¢1.260> SQ.

1.4 VSWR: 1.05 MAX.@2GHz
1.3 MAX.®7.5GHz
2.0 MATERIALS
2.1 BODIES: BRASS PER JIS-C3804
2.2 CENTER CONTACT: BERYLLIUM COPPER PER ASTM B196 UNS C17300
2.3 INSULATION: TEFLON PER ASTM D1457 AND ASTM D1710

3.0 FINISHES AND OTHERS

3.1 SEE BELOW TABLE FOR DETAILS.
4.0 MECHANICAL APPROVED | by DATE: @

4.1 INTERFACE IN ACCORDANCE WITH: IEC 169—4 —_—— e —— e —— —

5.0 ENVIRONMENTAL

5.1 OPERATING TEMPERATURE RANCE: —55° C TO +155° C DESCRIPTION |LOW PIM STRAIGHT SGQUARE FLANGE MOUNT FIELD THROUGH 7/16 JACK RECEPTACLE
5 | O—RING SILICONE 1 |BLACK 34| _DRAWN |TOLERANCE | &% |62-17 T.S\WB |B[ DATE |pg[ REV.
4 | INSULATION TEFLON 1 _|NONE &l Kristinas— [ro2 [LTLE |\ROHS COMPLIANT <Soo[Rf|02.0912")ik| A-1
3 [BoDY BRASS L |WHITE BRONZE 804" MIN. i | _CHECK X o1 B UNIT Towe o, | 62-0003

2 | CHASSIS BRASS 1 |WHITE BRONZE 804" MIN. &| Arc fif | mmcind

1 |CENTER CONTACT | BERYLLIUM COPPER | 1 |SILVER 704" MIN. %3 [APPROVAL | XXX _[+0.05[-ISCATE]
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