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RS PRO Back Entry 
Pressure Gauge 6bar              

RS Stock No.: 405-5537        

 

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price.    

• Back entry analogue 
positive pressure 
gauge 
 

• Pressure 
measurement range 
of 0 bar to 6 bar 
 

• Dual-scale gauge 
with measurements 
in bar and PSI 
 

• Outside gauge 
diameter of 40 mm 
 

• Connection size of R 
1/8 
 

• Best accuracy of ± 
1.6% 
 

• Case made of plastic 
 

• Minimum operating 
temperature of -40°C 
 

• Maximum operating 
temperature of 
+60°C 

• Reliable and cost-
effective 
 

• Design per EN 837-1 
 

• Nominal size 40, 50, 
63, 80 and 100 
 

• Scale ranges up to 
0 ... 400 bar  

FEATURES 
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This analogue positive pressure gauge from the RS PRO range is a precise and reliable solution for 
checking the pressure of liquids or gases. It offers measurements with a best accuracy of ± 1.6%. 
 
This pressure gauge makes use of a Bourdon tube system, measuring pressure through the 
deformation of an internal coil made of a copper alloy. This means that it has no electrical components 
and requires very little maintenance. It's a highly versatile instrument that can operate effectively at 
temperatures ranging from -40°C to +60°C. It can measure pressures between 0 bar and 6 bar with 
the option to display measurements in PSI. Its plastic case makes it lightweight and easily portable.    

 

 

 

Pressure Gauge Type   Back Entry 
Minimum Pressure Measurement     0bar            
Maximum Pressure Measurement 6bar  
Pressure Unit bar 
Connection Size   R 1/8 
Connection Location Rear 
Case Material Plastic 
Pointer Plastic, black 
Window Plastic, crystal-clear, snap-fitted in case 
Dial Plastic, white, with pointer stop pin 
Best Accuracy ±1.6%  (2.5 Class) 
Colour Black 

Applications 

For gaseous and liquid media that are not highly 
viscous or crystallising and will not attack copper alloy 
parts, Pneumatics, Heating and air-conditioning 
technology, Small-capacity compressors, Medical 
engineering   

 

 

 

Gauge Outside Diameter 40mm 
Weight 0.06kg  

 

Product Description  

Mechanical Specifications 

General Specifications 
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Minimum Operating Temperature -40°C   
Maximum Operating Temperature +60°C        

 

      

  

Operation Environment Specifications 
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