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ORDERING INFORMATION ] OPTIONAL ACCESSORIES

1DS-2204E 200MHz, 4-Channel, Digital Storage Oscilloscope GDB-03  Osilloscape Education & Training it GCP020 Current Probe, DC - 100KHz, 108, Current Probe
P - GCP-005 Current Probe, 40Hz - kHz, SA. Current Probe GCP-100 Current Probe, 40Hz - 10KHz, 204, Current Probe
IDS-2202E  200MHz, 2-Channel, Digital Storage Oscilloscope CER1030
IDS-2104E  100MHz, 4-Channel, Digital Storage Oscilloscope St e hper Pane g T P DC - T00MHe, s, e proe
. » Digl £ ! P GAK-003 5012 Impedance Adspter GCP-206P Curert Probe- Power Sipphy 2 Chare PowerSupply b CCPS3NED
IDS-2102E  100MHz, 2-Channel, Dlgltal Storage OSFI"D scope GSC-O08 Scft Camying Case GCP-245P Cusert Probe- v Supl, 4 Chanel owerSupply e CCPS31030
1DS-2074E 70MHz, 4-Channel, Digital Storage Oscilloscope GTL232 RS.232C Cable, 8., F-F Type, rull modern, 000krm GCP530  Curent Probe, DC - S0MHz, 30ms, Current Probe
IDS-2072E  70MHz, 2-Channel, Digital Storage Oscilloscope GTL-246 LISE Cable, USB 2.0, A-B Type, 1200mm GDPO2S Differentizl Probe, 25M High Voltage Differntial Probe
ACCESSORIES GTL-248 GPIB Cable, Double Shielded, 2000mm GDPO50  Differential Probe, 30M High Voltage Differmtial Probe
- - GTL-251 USB-GPB Adapter, CPIB-USB-HS, USB 2.0, Hi-Speed GDP-100 Differential Probe, 100M High Vokage Diffemtial Probe
Quick start guide , User manual CD x 1, Power cord x 1 LISE compliance, 2000mm GTP-033A Oscilloscape Probe, 35MHz 1:1 Passive Prabe, BNC(P/M)
GTPO70B-4 : 70MHz(10:1/1:1) Switchable passive probe for IDS-2072E/2074E (one per channel)

GTP-1508-4 : 150MHz(10:1/1:1) Switchable passive probe for 1DS-2102E/2104E (one per channel) FREE DOWNLOAD
GTP-300B-4 : 300MHz(10:1/1:1) Switchable passive probe for 1DS-2202E/2204E (one per channel) PC Software  OpenWave software Driver  USB driver ; LabView driver
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