PRODUCT-DETAILS

M12-3R

M12-3R M12 Y-connector Orion reset

General Information

Extended Product Type
Product ID

EAN

Catalog Description

Long Description

M12-3R

2TLA022316RO000

7350024482942

M12-3R M12 Y-connector Orion reset

M12 Y-connector for connection of a reset light button to Orionl Base (M12-CTO1BM
necessary), Orion 2 Base/Extended, Orion3 Base (M12-CTO3B necessary) and Orion3
Extended. One M12-8 pole female connector (#2) for connecting Orion, one M12-5 pole
male connector (#1) for connecting +24 VDC, 0 V and the OSSD signals and one M12-5
pole female connector (#3) for connecting a reset light button like Smile.

Ordering

Minimum Order Quantity 1 piece
Customs Tariff Number 85444290
Popular Downloads

Data Sheet, Technical 2TLC010001C0202
Information

Instructions and 2TLC172101L0201
Manuals

Marketing Video 9AKK10103A4645

2TLCO010018N0201




M12-3R

Dimensions

Product Net Depth /
Length

15 mm

Product Net Height

43 mm

Product Net Width

35mm

Product Net Weight

0.026 kg

Certificates and Declarations (Document Number)

Declaration of
Conformity - CE

No declaration needed

Instructions and 2TLC172101L0201
Manuals

Classifications

Object Classification X

Code

ETIM4 ECO00057 - Low voltage power cable
ETIM5 EC000057 - Low voltage power cable
ETIM6 EC002925 - Sensor-actuator adapting connector
ETIM7 EC002925 - Sensor actuator adapter
eClass V11.0: 27060313
UNSPSC 39121438
Categories

Low Voltage Products and Systems — Control Products — Safety Products — Optical Safety Devices




