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VDE POWER SIDE CUTTER with VDE dipped insulation

¥ Good lever action for easy cutting = il
¥ Induction-hardened precision cutting edges, hardness 63 - 65 HRC
¥ For hard wire/piano wire - values see table @
» Max. cutting capacity 81.8- 2.0 mm
¥ GEDORE spedial hardened and tempered steel, chrome-plated @@
r Handles with VDE dipped insulation up to 1000V,
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acc. to EN 60900/1EC 60900, two-ply Check-Tool insulation
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VDE POWER SIDE CUTTER with VDE insulating sleeves

r Good lever action for easy cutting

¥ Induction-hardened precision cutting edges, hardness 63 - 65 HRC

¥ For hard wire/piano wire - values see table

» Max. cutting capacity 0 1.8 - 2.0 mm

» GEDORE spedal hardened and tempered steel, chrome-plated

» Handles with VDE insulating sleeves up to 1000V, acc. to EN 60900/1EC 60900
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VDE HEAVY DUTY END CUTTING NIPPERS

¥ Good lever action for easy cutting

¥ Induction-hardened precision cutting edges, hardness 63 - 65 HRC

¥ For hard wire/piano wire 1.6 mm

¥ GEDORE special hardened and tempered steel, drop-forged,
oil-hardened and annealed
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» Handles with VDE dipped insulation up to 1000V, acc. to EN 60900/ A1000V
IEC 60900, two-ply Check-Tool insulation
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VDE FLAT NOSE PLIERS with VDE dipped insulation -
¥ Long, flat jaws and serrated gripping surfaces -
» GEDORE special hardened and tempered steel, chrome-plated @@
» Handles with VDE dipped insulation up to 1000V,

acc. to EN 60900/IEC 60900, two-ply Check-Tool insulation #1000V
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VDE FLAT NOSE PLIERS with VDE insulating sleeves —
¥ Long, flat jaws and serrated gripping surfaces -
¥ GEDORE special hardened and tempered steel, chrome-plated
¥ Handles with VDE insulating sleeves up to 1000V, acc. to EN 60900/1EC 60900 @@
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