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RS PRO Floor Fan 450mm 
blade diameter 3 speed 230 V 

ac with plug: Type C - 
European Plug       

RS Stock No.: 179-2263             

 

 

 

 

 

 

 

 

 

 

 

     

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Energy saving motor  

• Quiet operation 

• U shape base 

• Material is steel 

• Powerful airflow 
cools and ventilates 
fast 

• Wide blowing angel 
allows for wider 
room coverage 

 

 

 

 

FEATURES 
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The RS PRO high-velocity floor fan provides an airflow of 100m³/min. It keeps spaces to feel fresh to 
aid cooling. It has 3-speed controls and has 18in blades. It has a supply voltage of 230VAC and power 
rating of 110W.   

 

 

 

Fan Type   Floor 

Air Flow 70/80/100 m3/min 

Blade Span   450mm   

Number of Speeds  3    

Material Steel  

Finish Chrome 

Adjustable Stand No 

Special Features 
Energy Saving Motor, Quiet Performance, 3-in-1 Fan 
Creates a Powerful Wide Cooling Breeze 

Non-Slip Base Yes         

Applications Commercial, Industrial, Retail, Leisure, Home    

    

 

 

Power Source  Mains powered  

Supply Voltage 230VAC  

Plug Type Type C-European Plug   

Power Consumption 110W     

Speed 
Rotary switch 3 speed Speed 1: 7.77m/s, Speed 2: 8.43 
m/s , Speed 3: 9.01m/s 

 

 

 

Compliance/Certifications CE / GS Approved     

       

Product Description 

ATTRIBUTE 1 

Approvals 

General Specifications 

Electrical Specifications 
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