133SGM OPEN END SLOGGING WRENCH

Open end sledge hammer wrench in metric sizes
Standards: DIN 133

Matenal: Special steel, forged

Angle 15°

Short and strong profiled handle

Striking end for heavy duty operations in shipyards, railways and other demanding industrial
operations
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;,' L[—' : : 1333GM-27 1828363 1 16.0

- 1333GM-30 1828370 1 30 190 17.0 62 430
13353GM-32 1828387 1 3z 190 17.0 62 440
1333GM-35 1828394 1 36 215 17.5 76 T00
1335GM-41 1828400 1 41 235 18.5 86 930
1333GMAG 1828417 1 46 255 20.0 o8 1280
1335GM-50 1828424 1 50 275 21.0 105 1565
1335GM-55 1828431 1 55 300 230 116 1940
1335GM-60 1828448 1 60 320 245 128 2500
13353GM-65 1828455 1 65 242 270 138 3510
1335GM-70 1828462 1 70 375 30.0 154 4260
1335GM-75 1828479 1 75 a7s 30.0 154 5000
1335GM-80 1828486 1 20 408 34.0 174 5830
1335GM-85 1828493 1 85 408 340 174 5860
1333GM-90 1828509 1 a0 445 380 194 8140
1335GM-95 1828516 1 a5 445 380 194 8230
1335GM-100 1828523 1 100 485 44.0 215 11500
1335GM-105 1828530 1 105 485 440 215 11500
1335GM-110 1828547 1 110 510 47.0 235 13650
1335GM-115 1828554 1 115 510 47.0 235 13500
1335GM-120 1828561 1 120 545 50.0 255 17850



