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RS PRO Type K Thermocouple 
150mm Length, 6mm Diameter 

→ +1100°C             
RS Stock No.: 397-1371 

 

 

 

 

 

 

 

 

 

 

 

 

 

RS Professionally Approved Products bring to you professional 
quality parts across all product categories. Our product range has 
been tested by engineers and provides a comparable quality to the 
leading brands without paying a premium price. 

 

• Type K 
thermocouple with a 
stainless-steel probe 
 

• Probe diameter of 6 
mm 
 

• Probe length of 150 
mm 
 

• Maximum operating 
temperature of 
+1100°C 
 

• Cable length of 1 m 
 

• Conforms to IEC 584 
standards for 
thermocouple 
manufacturing 
tolerances 

FEATURES 
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This Type K thermocouple from the RS PRO range features a flexible, mineral-insulated wire and 
stainless steel sheath. The probe can be bent and formed and its mineral insulation makes it suited 
to high pressure, vacuum and vibration applications. 

 

 

 

Thermocouple Type                   K 
Temperature Measurement Range +1100°C 
Construction Mineral insulated  
Measuring Junction Insulated  
Accuracy ±1.5°C  
Seebeck Coefficient 25°C (77°F) = 40.50µV / °C 
Maximum Voltage    41.276mV     
Transmitter None  
Application scientific, industrial and engineering equipment 

  

 

 

Probe Diameter 6mm 
Probe Length 150mm 
Probe Body Material Stainless Steel 
Insulation / Sheath Material  316 Stainless Steel     
Termination Type Cable 
Compensating Cable Length 1m 
Cable Insulation PVC 

     

 

 

Product Description  

Mechanical Specifications 

General Specifications 
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Compliance/Certifications IEC 584 
Standards Met      RoHS 

 

 

 

Approvals 


	RS PRO Type K Thermocouple 150mm Length, 6mm Diameter → +1100 C

