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SPECIFICATIONS

CONTACT CARRIER MATERIAL/COLOR

PBT OR NYLON/GRAY

CONTACT MATERIAL/PLATING

BRASS/GOLD

COUPLING NUT MATERIAL/PLATING

BRASS /NICKEL

GASKET

PERBUNAN OR FLUOR RUBBER

RATED CURRENT [A] 8.0 A
RATED VOLTAGE [V] 150 Vv
MAX. CONDUCTORS SIZE 18 AWG
TERMINATION METHOD SOLDER

TEMPERATURE

—40°C to +125°C (—40°F to +257°F)

PROTECTION CLASS

IEC IP 65

CABLE DIAMETERS

10mm (.3947) to 14mm (.551)
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