
This document was generated on 07/11/2022

PLEASE CHECK WWW.MOLEX.COM FOR LATEST PART INFORMATION

Part Number: 0190030001
Status: Active
Overview: Standard Quick-Disconnect Terminals
Description: InsulKrimp Quick Disconnect, Female, for 18-22 (0.80-0.35mm²), Bag, Tab 6.35

x 0.81mm, Salmon

Documents:
3D模型 产品规格 PS-19902-011-001 (PDF)
图纸 (PDF) 产品规格 PS-19902-013-001 (PDF)
3D Model (PDF) RoHS 证书
产品规格 PS-19902-008-001 (PDF)

Agency Certification

一般
注解 漏斗式接入
Crimp Quality Equipment Yes
绝缘 全部
概述 Standard Quick-Disconnect Terminals
产品名称 InsulKrimp
类型 Quick Disconnect
UPC 800753028234

物理
筒型 关
颜色-树脂 Salmon
阻燃性 94V-2
部件属性 母端
Glow-Wire Capable 否
绝缘 尼龙(PA)
锁定插接部位 无
材料-金属 黄铜
材料-接合处电镀 锡
材料-终端电镀 锡
材料-树脂 尼龙
Net Weight 0.800/g
方向 平角的
包装形式 袋
最薄镀层 - 接合部位 4.064²m
最小镀层：端接 4.064²m
有极性的插配件 否
调整片厚度 0.81mm
调整片宽 6.35mm
运行温度范围 -65° to +105°C
终端界面:类型 压接或压缩
导线绝缘直径 3.43mm max.
线径规格 AWG 18, 20, 22

电气
电压 -最大 600V

焊接处理数据
Lead-freeProcess Capability N/A

材料信息
Engineering Number AA-2201

参考：图纸编号

Series image - Reference only

EU ELV
Not Relevant

EU RoHS China RoHS
Compliant
REACH SVHC
Not Contained Per -
D(2022)4187-DC (10
June 2022)
Halogen-Free
Status
Low-Halogen
For more information, please visit
Contact US

China ROHS Green Image
ELV Not Relevant
RoHS Phthalates Not Contained

Search Parts in this Series
19003 Series

Application Tooling |  FAQ
Tooling specifications and manuals are
found by selecting the products below.
Crimp Height Specifications are then
contained in the Application Tooling
Specification document.
Global
Description Product ²
PremiumGrade
Hand Crimp Tool
for Insulkrimp
Quick Disconnect
Terminals, 10-22
AWG

640010400

Crimp Head for the
AT-200 Pneumatic
Hand Tool

640050400
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产品规格 PS-19902-008-001, PS-19902-011-001,
PS-19902-013-001

销售用图纸 SD-19003-005-001
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