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Part Number: 0008500114
Status: Active
Overview: KK® Interconnect System - Molex
Description: KK 254 Crimp Terminal, 22-30 AWG, Bag, Hot Tin (Sn) Dip Plating

Documents:
图纸 (PDF) 测试总结 TS-10-07-001 (PDF)
产品规格 PS-10-07-001 (PDF) RoHS 证书
包装规格 PK-2759-001 (PDF)

一般
应用 Signal, 线对板
Crimp Quality Equipment Yes
概述 KK® Interconnect System - Molex
备用包装 08500113 (Reel)
产品名称 KK 254
UPC 800753644595

物理
部件属性 母端
材料-金属 黄铜
材料-接合处电镀 锡
材料-终端电镀 锡
Net Weight 0.065/g
包装形式 袋
最薄镀层 - 接合部位 2.540®m
最小镀层：端接 2.540®m
终端界面:类型 压接或压缩
导线绝缘直径 1.57mm max.
线径规格 AWG 22, 24, 26, 28, 30
线缆尺寸mm® N/A

焊接处理数据
Lead-freeProcess Capability N/A

材料信息
Engineering Number 2759-(P909)L

参考：图纸编号
包装规格 PK-2759-001
产品规格 PS-10-07-001
销售用图纸 SD-2759
测试总结 TS-10-07-001

Series image - Reference only

EU ELV
Not Relevant

EU RoHS China RoHS
Compliant
REACH SVHC
Not Contained Per -
D(2020)4578-DC (25
June 2020)
Halogen-Free
Status
Low-Halogen
For more information, please visit
Contact US

China ROHS Green Image
ELV Not Relevant
RoHS Phthalates Not Contained

Search Parts in this Series
2759 Series

Use With
2695 , 5051

Application Tooling |  FAQ
Tooling specifications and manuals are
found by selecting the products below.
Crimp Height Specifications are then
contained in the Application Tooling
Specification document.
Global
Description Product ®
Extraction Tool 11030022
Hand Crimp Tool 638118200
Insertion Tool 638120000
Japan
Description Product ®
Hand Extraction
Tool

11260059
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