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TP-Link TL-SM5220-1M fiber optic cable SFP+ DAC Black

Brand : TP-Link Product code: TL-SM5220-1M

Product name : 1 Meter 10G SFP+ Direct Attach Cable

- 10G SFP+ connector on both sides
- Drives 10 Gigabit Ethernet (1m distance)
1 Meter 10G SFP+ Direct Attach Cable

TP-Link TL-SM5220-1M fiber optic cable SFP+ DAC Black:

What This Product Does
With a passive twin-ax cable assembly of 1 meter and two SFP+ connectors on each side, TL-SM5220-1M
is suitable for short distances and offers a cost-effective way to connect within racks and across adjacent
racks.
TP-Link TL-SM5220-1M. Cable length: 1 m, Cable type: DAC, Connector 1: SFP+, Connector 2: SFP+

Features

Cable length * 1 m
Connector 1 * SFP+
Connector 2 * SFP+
Connector 1 gender * Male
Connector 2 gender * Male
Cable type * DAC
Product colour * Black

Features

Data transfer rate 10 Gbit/s
Harmonized System (HS) code 85447000

Operational conditions

Operating temperature (T-T) 0 - 70 °C
Storage temperature (T-T) -40 - 80 °C

Packaging data

Quantity per pack 1 pc(s)
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