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Part Number: 0714390164
Status: Active
Overview: 1.00mm Mezzanine (IEEE 1386)
Description: 1.00mm Mezz (IEEE 1386) Receptacle, Surface Mount, Dual Row, Vertical

Stacking, Tube, 0.76µm Gold (Au), 64 Circuits

Documents:
3D模型 包装规格 PK-70873-013 (PDF)
3D Model (PDF) 包装规格 PK-70873-063 (PDF)
图纸 (PDF) RoHS 证书
产品规格 PS-71436-9999-001 (PDF)

Agency Certification

一般
应用 板对板, Signal
概述 1.00mm Mezzanine (IEEE 1386)
产品名称 1.00mm Mezzanine (IEEE 1386)
UPC 800754349956

物理
电路数(已装入的) 64
电路数(最多的） 64
颜色-树脂 自然色
阻燃性 94V-0
Glow-Wire Capable 否
锁定插接部位 Yes
插配高度 10.00mm, 8.00mm, 9.00mm
材料-金属 磷青铜
材料-接合处电镀 金
材料-终端电镀 锡
材料-树脂 高温热塑型塑料
Net Weight 1.140/g
行数 2
方向 垂直的
PCB 定位器 Yes
PCB 保持力 无
PC厚度：推荐 1.60mm
包装形式 管状
间距-接合界面 1.00mm
最薄镀层 - 接合部位 0.762µm
最小镀层：端接 1.905µm
PCB 极性 否
穿孔式表面焊接(SMC) N/A
运行温度范围 -55° to +85°C
终端界面:类型 表面贴装

电气
每触点最大电流 1.0A
电压 -最大 100V

焊接处理数据
Duration at Max. Process Temperature (seconds) 040
Lead-freeProcess Capability REFLOW
Max. Cycles at Max. Process Temperature 003
Process Temperature max. C 260

材料信息

Series image - Reference only

EU ELV
Not Relevant

EU RoHS China RoHS
Compliant
REACH SVHC
Not Contained Per -
D(2020)4578-DC (25
June 2020)
Halogen-Free
Status
Low-Halogen
For more information, please visit
Contact US

China ROHS Green Image
ELV Not Relevant
RoHS Phthalates Not Contained

Search Parts in this Series
71439 Series

Mates With
71436 1.00mm Mezz (IEEE 1386) Plug. Be
sure to match like stack heights

'http://www.molex.com/molex/products/datasheet.jsp?part=active/0714390164_PCB_RECEPTACLES.xml
http://www.molex.com/molex/products/family?key=pmc&channel=products&chanName=family&pageTitle=Introduction
https://www.molex.com/molex/part/partModels.jsp?&prodLevel=part&partNo=714390164&channel=products
http://www.molex.com/pdm_docs/pk/PK-70873-013.pdf
http://www.molex.com/pdm_docs/adobe3D/71439-0164.pdf
http://www.molex.com/pdm_docs/pk/PK-70873-063.pdf
https://www.molex.com/pdm_docs/sd/714390164_sd.pdf
http://www.molex.com/datasheets/rohspdf/0714390164_rohs.pdf
http://www.molex.com/pdm_docs/ps/PS-71436-9999-001.pdf
http://www.molex.com/molex/products/family?key=pmc&channel=products&chanName=family&pageTitle=Introduction
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html?section=eurohs#eurohs
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/literature/EU_RoHS.html?section=china#china
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/reach.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
http://www.molex.com/molex/common/staticLoader.jsp?fileName=/webcontent/contact/halogen_free.html
http://www.molex.com/molex/contact/mxcontact.jsp?channel=Contact Us&channelId=-7
http://www.molex.com/molex/search/partSearch?query=71439&pQuery=
http://www.molex.com/molex/search/partSearch?pQuery=&sType=s&query=71436


参考：图纸编号
包装规格 PK-70873-013, PK-70873-063
产品规格 PS-71436-9999-001
销售用图纸 714390000-000
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