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RS, Professionally Approved Products, gives  you professional quality parts  across all products categories. Our range  has been  testified by      
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Datasheet 

RS Pro Nylon Toggle Latch, 20kgf Op.Tension, 46.5 x 19 x 
9.8mm 
RS Stock No: 445-4287 

                       

 

 

 

RS Pro toggle latch measuring 46.5 x 19 x 9.8 mm, is made from nylon. It has an operating tension of 20 kgf. 
  

Features and Benefits 
•   All plastic (nylon 66) construction 
•   Weatherproof 
•   Low profile 
•   Temperature range from - 65 to +95°C 
•   Use M3 screws to fix 
•   Stays flat when open 
 
 
 
 
 
 

 

Product Details  
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Specifications: 

Depth 9.8 mm 

Dimensions 46.5 x 19 x 9.8 mm 

Length 46.5 mm 

Material Nylon 

Operating Tension 20 kgf 

Width 19 mm 

  
 

 


