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ITEM: 36006
 
WHEEL AS 100X40/40 BB SWIVEL FORK M40L/5
 
 
 
WHEEL SERIE 
Wheels with cast soft polyurethane coating 87 Sh.A 
on polyamide 6 center. 
Wheel fitted with ball bearings.
 
 
 
FORK DESCRIPTION 
M40 series, medium-heavy duty pressed steel forks, 
swivel with double ball races & 'water resistant' 
protections.  Zincplated.
 
 
 
TECHNICAL DETAILS 
Wheel diameter                 (D)   100 mm 
Tyre width                     (E)   40 mm 
Bore diameter                  (d)   15 mm 
Reference weight                     1,407 kg 
Overall height                 (H)   137 mm 
Top plate outer dimensions     (AxB) 105x85 mm 
Bolt hole spacing              (axb) 76x55 mm 
Bolt hole spacing              (axb) 80x60 mm 
Fixing bolt diameter           (g)   8 mm 
Offset                         (F)   41 mm 
Fork width                     (U)   50 mm 
Load capacity                        250 kg 
  
Possible options : 
Wheel replacement                    35008      CC 
Brake                                FR


