
Cordette® CORD SWITCHES
SERIES 921

Momentary, 0.5 A switching combined with 1-piece molded plastic body qualifies 
Cordette for all types of commercial and industrial usage. The 921 has a phono jack 
receptacle and a phono jack in handle to fit standard phono plugs. The 921K is molded 
with 6 foot (1.8 meter) , 2-conductor cable (internal cable clamp).

SPECIFICATIONS

Body: 921 and 921K - Molded gray plastic with contrasting trim and black pushbutton.

Switch Contacts: Integral copper alloy, plated, form 1-A, 0.5 A, 50 W maximum, AC, 



non-inductive load. Not recommended for high voltage circuits.

Insulation: Thermoplastic UL 94V-0.

Phono Jack Terminations: (921): Standard phono jack, similar to 3501FP (see Jacks and 
Plugs Section).

SPECIAL ORDER FEATURES

* 1-B, 1-C, or 1-A + 1-B switching.

* Red, green, blue, white or yellow pushbuttons.

* Legends (see page 262).

* Other body colors.

* ST-900 - Custom-molded to any of a large selection of cables (See Molded Cable 
Assembly Section). Also many cable terminations, i.e., phone plugs, extension jacks, 
phono plugs, spade lugs, alligator clips, stripped and tinned leads, etc. 

PART NUMBERS 

Part Number Description

921 Cordette switch, phono jack termination.

921K
Same as 921, except with 6 foot (1.8 meter), 2-conductor cable with 

stripped and tinned leads.




