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Datasheet ENGLISH

Universal Travel Adapter + poriable USB
Stock Number: 791-7627
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Specifications World Adapter MUV USEB:

n Designed in Switzerland

= Suitable for all 2-pole (unearthed) devices

a Dual USB Port for charging USB devices

» Receptacles for: Euro, USA Japan, Australia/China,
UK (UK not in the Swiss version)

= Retractable plugs: Euro, USA/Japan, Australien/China, UK

s Input voltage: 100V - 250V

s Max. load: 2.5A

= Power rating: e.g. 100V - 250W / 250V — 625W

s Integrated fuse: TL5A

a USE output: 5V 7 2100mA
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Specifications 505 Battery:

u Designed in Switzerland

m Suitable for portable USE devices, e.g. most smartphones, MP3 and
MP4 players, game consoles, eBook readers, Tablet PC, etc.

u Input: 5V / 2100mA max.

s Qutput: 5V/ 1000mA max. in battery mode

a Output: 5V/ 2100mA max. during simultaneous power feed

u Low power mode: <100pA

a Battery: LiPo (lithium—polymere) 1200mAh / 3.7V (no memory effect)

s Number of charge cycles: min. 300

s Capadty loss: 8% per month

Waight:
Adapter inkl. Battery: 172g
Retail packaging: 290g

Dimensions:
Adapter inkl. Battery: L 91 mm W49 mm H 524 mm
Retail packaging: L 218 mm w 151 mm H 75 mm

Compatibility
USA, Japan  Australia, LK Euo
China




