RS stock number 512-562

Technische Daten
Technical Data
Caracteristiques techniques
280 Nenndurchflu

Nominal flow 250 /min
Debit nominal

243502

Temperaturberaich
Temperature range -10°C . +100°C
Plage thermgue d'utilisalion

13

Filterfeinheit
Micron rating 20 Mikron
Micronnage

Filtertloeche
Filterarea 2463 cm~2
Surface fitrante

1t
dL
]

114 15

Differenzoruckfestigkeit
Collapse pressure
Resistance a lo pression
differentielle

30 bar

4p in bar
20 Materialien
Materials

Materiaux

10 Filtermaterial Glasfaservies
Fitermaterol Inorganic glass fiber
20 Mikron | Materigu filtrant Fibte de verre

Metalltele Staht verzinkt
Metal paris Sleel zinc plated
Toules piéces melalliques  Acier - zingue

0 125 250

Q n /min
Dichlungen

; . Seals NBR (Perbunan)
nach / according to / conformement a IS0 3966 Joints d' étancheité




