
  SDS MAX-8X HAMMER DRILL BIT

THE BEST YOUR 
TOOL CAN GET. 
 �50 % more durability in toughest 
applications. The full carbide 4-cutter 
head makes it possible.
 Bosch Professional Accessories.
 It’s in your hands.

www.bosch-professional.com



Bosch Full Carbide 4-Cutter Head.
Supporting the Toughest.

Hammer drilling in reinforced concrete requires profound professional 
skills and reliable equipment. The new SDS max-8X drill bits have been 
designed for outstanding performance. 

The Bosch unique full carbide 4-cutter head design gives you superior 
durability during the drilling, even through rebar. The extraordinarily 
strong and long lasting bonding between the steel body and the 
full carbide head enables outstanding lifetime under the toughest 
applications such as rebar drilling.

Extremely high stress and 
heat resistance
Strong and long lasting 
welded bonding between 
the steel body and the full 
carbide head of the drill bit

Outstanding durability
Full carbide 4-cutter 
head for exceptional 
performance and 
resistance in reinforced 
concrete

Stable and deep centring
Ultimate sharp 90° centring tip



Outstanding performance.

Bosch SDS max-8X with 50 % higher durability than other hammer drill bits. 

Tests done by Bosch  
with 16 × 340 mm SDS max drill bits

Bosch SDS max-8X

Bosch SDS max-7

Competitor

50 % 100 %



Diameter
mm

Working length
mm

Total length
mm

Part numbers

max-8X (full carbide head, welded) Single packs 
12 200 340 2 608 578 602 *

400 540 2 608 578 603 *
600 740 2 608 578 604 *
800 940 2 608 578 605 *

14 200 340 2 608 578 606 *
400 540 2 608 578 607 *
600 740 2 608 578 608 *
800 940 2 608 578 609 *

16 200 340 2 608 578 612 *
400 540 2 608 578 613 *
600 740 2 608 578 614 *
800 940 2 608 578 615 *

18 200 340 2 608 578 619 *
400 540 2 608 578 620 *
600 740 2 608 578 621 *
800 940 2 608 578 622 *

20 200 320 2 608 578 626 *
400 520 2 608 578 627 *
600 720 2 608 578 628 *
800 920 2 608 578 629 *

22 200 320 2 608 578 631 *
400 520 2 608 578 632 *
600 720 2 608 578 633 *
800 920 2 608 578 634 *

24 200 320 2 608 578 636 *
400 520 2 608 578 637 *

25 200 320 2 608 578 638 *
400 520 2 608 578 639 *
600 720 2 608 578 640 *
800 920 2 608 578 641 *

26 200 320 2 608 578 643 *
400 520 2 608 578 644 *

28 200 320 2 608 578 645 **
400 520 2 608 578 646 **
600 720 2 608 578 647 **
800 920 2 608 578 648 **

Diameter
mm

Working length
mm

Total length
mm

Part numbers

30 200 320 2 608 578 650 **
400 520 2 608 578 651 **

32 200 320 2 608 578 652 **
400 520 2 608 578 653 **
600 720 2 608 578 654 **
800 920 2 608 578 655 **

max-8X (full carbide head, welded) 5-pcs packs
12 200 340 2 608 578 669 *
16 200 340 2 608 578 679 *

400 540 2 608 578 680 *
18 400 540 2 608 578 687 *
20 200 320 2 608 578 693 *

400 520 2 608 578 694 *
22 400 520 2 608 578 699 *
25 400 520 2 608 578 706 *

max-7 (embedded carbide cutters, brazed) Single packs
16 1200 1340 2 608 586 755
18 1200 1340 2 608 586 762
20 1200 1320 2 608 586 769
22 1200 1320 2 608 586 774
25 1200 1320 2 608 586 781
28 1200 1320 2 608 586 788
32 1200 1320 2 608 586 795
35 400 520 2 608 586 796

600 720 2 608 586 797
800 920 2 608 586 798
1200 1320 2 608 586 799

38 400 520 2 608 586 800
600 720 2 608 586 801

40 400 520 2 608 586 802
600 720 2 608 586 803
800 920 2 608 586 804
1200 1320 2 608 586 805

45 400 520 2 608 586 806
52 400 520 2 608 586 807

* Available in 10.2018  ** Available in 04.2019
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SDS-max Hammer Drill Bits.
Range overview.


