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Zack marker strip - ZB 20,3 AXL UNPRINTED - 0829579
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Zack marker strip for Axioline F (device labeling), in 2 x 20.3 mm pitch, unprinted, 25-section, for individual
labeling with B-STIFT 0.8, X-PEN, or CMS-P1-PLOTTER

Key commercial data

Packing unit

25 pc

Minimum order quantity

25 pc

GTIN
O 463567591249
Weight per Piece (excluding packing) 0.89¢g
Custom tariff number 39269097
Country of origin Germany

Note

Made to Order (non-returnable)

Technical data

Dimensions
Length (b) 10.5 mm
Width (a) 20.25 mm
Ambient conditions
Ambient temperature (operation) -40 °C ... 100 °C
General
Color white
Components free from silicone and halogen

Inflammability class according to UL 94

A\

Material

PA

Wipe resistance

DIN EN 61010-1 (VDE 0411-1)

Number of individual labels

25

Number of individual labels per row

5

Number of marker strips

5

Marking mounting type

Snap into tall marker groove
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Classifications

chH(ENIX

eCl@ss
eCl@ss 4.0 24190208
eCl@ss 4.1 24190208
eCl@ss 5.0 27149103
eCl@ss 5.1 27141137
eCl@ss 6.0 27141137
eCl@ss 7.0 27141137
ETIM
ETIM 3.0 EC000761
ETIM 4.0 EC000761
ETIM 5.0 EC000761
UNSPSC
UNSPSC 6.01 30211811
UNSPSC 7.0901 39121410
UNSPSC 11 39121410
UNSPSC 12.01 39121410
UNSPSC 13.2 39121410
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