DESCRIPTION: BNC RITHT ANGLE BULKHEAD JACK
RECEPTACLE SHIELDED

MODEL NUMBER: CPBNCPCO012

APPLICATION: PCB

CRIMP TOOL: N/A

IMPEDANCE: 750HM

FREQUENCY RANGE: 0~2 GHz

MATERIAL: BODY ZINC  NICKEL PLATED
INSULATOR DELRIN
CONTACT BECU GOLD

RoHS COMPLIANCE: YES
TECHNICAL DETAIL: REFER TO EMERSON DOCUMENT PN 27-0000
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