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TAH111M
Metric Combination Wrenches
with Safety Spring

PRODUCT DETAILS

• Open end angle 15º with a slimmer head to get
more accessibility
• Ring end angle 15º for knuckle clearance or
better grip
• 12 points Dynamic-Drive Profile provides longer
life for screws and nuts
• Patented U shape shank provides better comfort
• Bigger and bi-directional size marking for easy
identification
• Chrome plated Micro Matt finishing provides
high quality surface

• Material: High performance alloy steel
• Suitable for working at height
• Permanent stainless steel sliding spring or heavy
duty shackle maintains user ergonomics and full
functionality
• Colour plate with maximum weight for a right
matching with the lanyard
• According to DROPS best practices
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PRODUCT ATTRIBUTES

Product

TAH111M-6 6 mm 112 mm 5 mm 4 mm 10 mm 15 mm 30 g

TAH111M-7 7 mm 120 mm 5,3 mm 4 mm 11,5 mm 17,6 mm 30 g

TAH111M-8 8 mm 130 mm 5,8 mm 4,2 mm 12,8 mm 19 mm 40 g

TAH111M-9 9 mm 136 mm 6 mm 4 mm 14 mm 21 mm 40 g

TAH111M-10 10 mm 144 mm 6,5 mm 5,1 mm 15,7 mm 23 mm 50 g

TAH111M-11 11 mm 153 mm 6,9 mm 5,4 mm 16,7 mm 25,2 mm 60 g

TAH111M-12 12 mm 160 mm 7,1 mm 5,6 mm 18,4 mm 28 mm 70 g

TAH111M-13 13 mm 165 mm 7,6 mm 6 mm 20 mm 30 mm 100 g

TAH111M-14 14 mm 177 mm 8,2 mm 6,3 mm 21,7 mm 31 mm 110 g

TAH111M-15 15 mm 185 mm 8,4 mm 7 mm 22,2 mm 32,2 mm 120 g

TAH111M-16 16 mm 195 mm 9 mm 7 mm 24 mm 35 mm 130 g

TAH111M-17 17 mm 200 mm 10 mm 7 mm 25 mm 37 mm 145 g

TAH111M-18 18 mm 208 mm 10 mm 8 mm 26,8 mm 38,7 mm 170 g

TAH111M-19 19 mm 215 mm 10 mm 8 mm 28,3 mm 41,3 mm 180 g

TAH111M-20 20 mm 240 mm 11 mm 7 mm 29 mm 41 mm 210 g

TAH111M-21 21 mm 250 mm 12,2 mm 8 mm 32 mm 43,5 mm 240 g

TAH111M-22 22 mm 250 mm 12,2 mm 7,9 mm 33 mm 44 mm 240 g

TAH111M-23 23 mm 270 mm 13,2 mm 8,4 mm 35,5 mm 48 mm 310 g

TAH111M-24 24 mm 270 mm 14 mm 9 mm 37,5 mm 47 mm 320 g

TAH111M-25 25 mm 290 mm 14,2 mm 8,9 mm 40 mm 53 mm 345 g

TAH111M-27 27 mm 310 mm 15 mm 9 mm 42 mm 57 mm 470 g

TAH111M-30 30 mm 330 mm 15,2 mm 10 mm 45 mm 58 mm 530 g

TAH111M-32 32 mm 345 mm 16,2 mm 9,5 mm 48 mm 65 mm 590 g

TAH111M-34 34 mm 347 mm 16,2 mm 9,5 mm 48 mm 64 mm 570 g

TAH111M-36 36 mm 400 mm 17 mm 11 mm 54 mm 71 mm 870 g

TAH111M-41 41 mm 438 mm 20 mm 12 mm 61 mm 80 mm 1130 g

TAH111M-46 46 mm 500 mm 23 mm 16 mm 66 mm 92 mm 1790 g

TAH111M-50 50 mm 540 mm 24,6 mm 17 mm 73 mm 102 mm 2200 g

TAH111M-55 55 mm 560 mm 21,5 mm 28 mm 86 mm 118 mm 2800 g

TAH111M-85 85 mm 780 mm 30 mm 39 mm 134 mm 180 mm 9370 g
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