
Protective cover, 16A, 3P+E
GP 316 Cover

Extended Product Type GP 316 Cover

Product ID 2CMA164994R1000

EAN 7392696649940

Catalog Description Protective cover, 16A, 3P+E

Long Description Protective cover, rated current 16A, 3-poles+earth

General Information

PRODUCT-DETAILS

Ordering
E2417552E-Number (Sweden)

2409585E-Number (Finland)

2417552E-Number (Norway)

7392696649940EAN

Czech Republic (CZ)Country of Origin

1 pieceMinimum Order Quantity

Dimensions
56 mmProduct Net Width

26 mmProduct Net Height

0.032 kgProduct Net Weight

Container Information



56 mmPackage Level 1 Width

216 mmPackage Level 1 Depth /
Length

26 mmPackage Level 1 Height

0.037 kgPackage Level 1 Gross
Weight

7392696649940Package Level 1 EAN

box 1 piecePackage Level 1 Units

Environmental
No declaration neededRoHS Status

Certificates and Declarations (Document Number)
2CMC700005D0001Declaration of

Conformity - CE

2CMC000057M0000Environmental
Information

2CMC700005D0001RoHS Information

2CMC700005D0001REACH Declaration

Additional Information
-25 ... 40 °CAmbient Temperature

IP67Degree of Protection

Protective cover, 16 A, 3P+E, IP 44/67Function

Ind. P&S#GP 316Invoice Description

4Number of Poles

1 pieceOrder Multiple

AccessoryProduct Main Type

Industrial Plug and Socket AccessorieProduct Name

16 ARated Current (In)

IEC 60309-2Standards

AccessoriesSuitable For

IEC Industrial Plugs and SocketsSuitable for Product
Class

2CMC700014C0016Instructions and
Manuals

Classifications
27449201eClass

39120000UNSPSC

Low Voltage Products and Systems  → Industrial Plugs and Sockets  → Spare Parts and Accessories  → Accessories

Categories

2GP 316 Cover



3GP 316 Cover


