
Wear sleeves, SKF SPEEDI-SLEEVE

Shaft Wear sleeve
Dimensions Designation US stock Notes

da d D B1 B2 Ba number

min max ±1,6 mm ±0,8 mm ±0,8 mm

±0,063 in ±0,031 in ±0,031 in

mm mm - - -

19,94 20,04 20 23,6 8 11 50,8 CR 99078 99078


