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AR 1 IAIE 2011/65/eu and 2015/863,
FFE P |IEC 61935-2 , ISO/IEC 11801 (%5 2 i) : 2010,
TIA 568C

Jacket LSZH

Insulation Coating

PE Cross Member

Aluminium /
Polyester tape
Z26AWG Copper
Conductor
Drain wire

Conductors AWG 26
Size(mm) 7/0.20 +/- 0.008
Material Bare Copper
Insulators Diameter (mm) 0.97+/-0.05
Material Polyolefin
Jacket External 0.D 6.0 +/-0.20
Thickness (mm) 0.5
Material PVC or LSZH
Tape Material Aluminium/Polyester
Coverage 125
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